CT132TRAN CURRENT SENSOR/
CURRENT TRANSDUCER

DESCRIPTION

A range of current sensors / current transducers
available with 0-5V / 0-10V DC self powered
output or 4-20mA loop powered output.

APPLICATION
For transforming low currents of 10A-150A AC
into standard DC output signals.
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e Built in sealable terminal covers Accuracy: Class 0.5, EN 60688

e Base or DIN rail mounting Response Time: 200msec

e Customer selectable 5V or 10V DC output Output : 5V/10V DC (self powered)

e Compact size (100k ohms min load)

e High accuracy: Class 0.5 all models - 4-20mA DC (15-30V DC loop powered,
24\ nominal)

(max load 600ohms @ 24V DC)
Temperature Range: -15°C to +50°C
Isolation: 4kV 50Hz (1 sec)
Operating Range: 0-120% nominal full scale
Frequency Range: 45/65Hz

INPUT OUTPUT
5/10V DC 4/20mA DC » 45 _ 30
10A CT132TRAN1T0A-5/10V | CT132TRANT0A-4/20mA
20A CT132TRAN20A-5/10V CT132TRAN20A-4/20mA —_— 1
50A CT132TRAN50A-5/10V | CT132TRAN50A-4/20mA ) ()
100A | CT132TRANT00A-5/10V | CT132TRAN1T00A-4/20mA
150A | CT132TRAN150A-5/10V | CT132TRANT50A-4/20mA A Q """"" 65
21
A
Order Example: A CT132TRAN with 50A input and 5/10V DC output is Y Il N/ | | ___]
part number CT132TRAN50A-5/10V 27
Y |wm [ Y
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