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CGS | CGS HPBA
RUFE: 1-2176470-0

Wire Wound, Power Resistor, 2 Termination, Box, 10 %, Free

Standing, 1 Resistor, CGS HPBA
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HPBAO20A95R100E

Wire Wound, Power Resistor, 2 Termination, Box, 10 %, Free Standing, 1 Resistor,
CGS HPBA
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HPBA 1.5HP 125R 100%/230V 100%
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Wire Wound, Power Resistor, 2 Termination, Box, 10 %, Free Standing, 1 Resistor, - =
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Braking Resistor Assemblies - Type HPBA Series
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