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Electrical ratings
UL, CSA -

Operating temp. range
Differential
Environmental temps.
Approvals

120VAC, 15AMPS, resistive
240VAC, 10AMPS, resistive
277VAC, 7.2AMPS, resistive
100,000 cycles

VDE, BEAB, CE

250VAC, 16AMPS, resistive
30,000 cycles

250VAC, 10AMPS, resistive
100,000 cycles

380VAC, 4AMPS, resistive
30,000 cycles

30F. - 400F. (OC. - 204C.)
20F. - 100F. (11C. - 55C.)
OF. - 464F. (-18C. - 240C.)
U.L. File No. E9977

CSA File No. LR53590
VDE, BEAB, Demko, Semko
Miti

These S.P.S.T. snap-action thermostats made from ryton are
factory preset for safety and reliability. Each switch passes a
100% check of continuity, function, contact resistance and
dielectric strength.

FEATURES FOR TO/TC
* ISO 9000 certification

* CE approved

* Safe & reliable operation

MODELS AVAILABLE FROM STOCK

APPLICATIONS FOR TO/TC
* Portable appliances

* Furnace

* Fan heater
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TC—35 QC 20 +/ 8 , Horiz.
TO-35 35 +/-5 |20 +/-6 |Surface Solder Tab
TO-35-QC |35 +/-5 |20 +/-6 |No Bracket |.250 Q. C., Vert.
TO-35-QCA |35 +/-5 |20 +/-6 | Air Bracket |.250 Q. C., Vert.
TO-45-QC |45 +/-5 |30 +/-6 |Surface .250 Q. C., Horiz.
TO-300 300 +/-7 |270 +/-10| Surface Solder Tab
TO-325 325 +/-10]|275 +/-20| Surface Solder Tab
ITO-350 350 +/-10]290 +/-20| Surface Solder Tab
TO-350-QC |350 +/-10]290 +/-20| Surface .250 Q. C., Horiz.
TO-375-QC |375 +/-10]315 +/-11| Surface .250 Q. C., Horiz.
TO-400-QC |400 +/-10]| 340 +/-11| Surface .250 Q. C., Horiz.

Electrical ratings

Operating temp. range
Environmental temps.
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UL & CSA
240VAC, 25AMPS, resistive
6000 cycles

VDE, BEAB, CE

250VAC, 16AMPS, reS|st|ve
380VAC, 4AMPS, resistive
6,000 cycles

141F. - 400F. (61C. - 204C.)
OF. - 464F. (-18C. - 240C.)

Approvals UL File No. E9977
CSA File No. LR53590
VDE, BEAB, Miti, Semko
TO ORDER:
80002292332

Manual reset controls are ideally suited for temperature limit control in
applications that need to be shut down and remain this way until the manual
reset button is depressed.

FEATURES FOR TO-M
« ISO 9000 certification

* CE approved

* Trip- free available

APPLICATIONS FOR TO-M
* Spas

* Food service equipment

* Fireplace
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