PRODUCT :EVGh — sﬁ SLI Miniature Lighting

DATA SHEET|

Type Description Part No. Series
Neon | Non-Relampable Neon Indicator Light |  1030D, 1031D, 1032D, 1033D |
Optional Round
Or Flat
] )
G Board Thickness ~
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™~ ®
]
(o]
212.83
12.70
Required Mounting Hole
@12.7
Drawing Not To Scale
All Dimensions In mm
LAMP DATA
PART VOLTAGE | COLOUR | DESIGN MAX BREAKDOWN V | RESITOR VALUES | LIFE
NO CURRENT VAC vDC OHMS | WATTS | HOURS
1030D1 | 105-125VAC Red 1.9mA 95 135 30K 1/4 25,000
1030D3 105-125VAC Amber 1.9 mA 95 135 30K 1/4 25,000
1032D5 | 105-125VAC Green 1.2 mA 95 135 47K 1/4 15,000
1031D1 208-250V Red 1.9 mA 95 135 100K 1/3 25,000
1031D3 208-250V Amber 1.9 mA 95 { 135 100K /3 25,000
1033D35 208-250V Green 1.2mA | 95 | 135 150K 1/3 15,000
NOTES:

1)  Assembly comprising of High Brightness Neon Lamp resistor and Indicator moulding.*

2)  Life values apply to AC use. End of life is defined as when breakdown voltage is higher than line voltage
And lamp will no longer start.*

3) For DC operation a minimum of 150V must be used. *

4) Lead colour: 105-125VAC - Black, 208-250V — One Black / One Red.

5)  Mounting: Snap fit into 12.7-12.83mm hole in panels 0.51-2.54mm thick. Push on speed nut SN0461 is
also available.

6) Wire Leads: No 22 AWG (105°C) 112 - 122 9 long, 10.9 - 14.5 stripped.

7)  Materials: Lens — Polycarbonate, Bezel — Polished stainless steel, for black finish add X after the series
Letter(s), Housing — White Nylon.

8)  Applicable external specifications:- Underwriters Laboratories (UL) File No. E20325, Canadian
Standards Association (CSA) File No. LR 13346.

9)  * Except for Part No. 1032D5 & 1033D5.

Issue No. Date C.N. No. Drawn Tech QA M&P Sales
1 20/4/99 NR

Form TDF 024 Issue 3




