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MULTI CONNECTION SYSTEM MICRO

Headers with Solder Pins,

100 % protected against Mismating, Pin Spacing 2.5 mm/0.098 in, light grey

Pin spacing 2.5 mm/0.098 in, light grey
Straight solder pin

250 V/2.5 kV/2

4A 250V, 4A @

Mating direction perpendicular to PCB
*
@

Pin spacing 2.5 mm/0.098 in, light grey
Right angle solder pin

250V/2.5 kV/2

4A 250V, 4A ¢

Mating direction perpendicular to PCB
*
@

No. of
poles

ltem-No.

No. of
poles

Item-No.

Closed end headers,
100 % protected against mismating,
light grey, straight solder pin, 0.8 x 0.8 mm

Closed end headers,
100 % protected against mismating,
light grey, right angle solder pin, 0.8 x 0.8 mm

2 733-332 2 733-362

3 733-333 3 733-363
4 733-334 4 733-364

5 733-335 5 733-365

[ 733-336 6 733-366

8 733-338 8 733-368
10 733-340 10 733-370
12 733-342 12 733-372
Accessories

Coding key, snap-on type,

Coding key, snap-on type,

light grey light grey
733-330 733-330
Dimensions (in mm) Diameter of drilled hole: 1.1**'mm
25 ' 25 L 25 Note: These connectors can only be
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L = (No. of poles + 1} x pin spacing
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L = (No. of poles + 1) x pin spacing
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* For international approvals {with corresponding ratings) see pages 10.3 - 10.38.

mated and unmated at voltages
below 42V and in the “No load”
condition.

For mating and unmating at low power values,
please request data.




Male and Female Connectors with CAGE CLAMP,
100 % protected against Mismating,

Pin Spacing 2.5 mm/0.098

in, light grey

CAGE CLAMPN
CONNECTION

Pin spacing 2.5 mm/0.098 in, light grey

0.08 — 0.5 mm? AWG 28 - 20
250 V/2.5 kV/2

4A 250V, 4A @
T B= 5-6mm/0.22in

*g

Pin spacing 2.5 mm/0.098 in, light grey

0.08 — 0.5 mm? AWG 28 - 20
250 V/2.5 kV/2 125V, 4 AN
4A .|l 250v,ane
& 22 5-6mm/0.22in

*g

light grey

r No. of ltem-No. No. of ltem-No.
poles poles
Male connectors with CAGE CLAMP, Female connectors with CAGE CLAMP,
100 % protected against mismating, 100 % protected against mi ting,

with coding fingers, light grey

2 733-202 2 733-102
3 733-203 3 733-103
4 733-204 4 733-104
5 733-205 5 733-105
6 733-206 [ 733-106
8 733-208 8 733-108
10 733-210 10 733-110
12 733-212 12 733-112
Accessories

Operating tool for
front-entry wiring

233-332

Operating tool for
front-entry wiring

ﬁMarker cards,
y W computer marked
AR

20 self-adhesive strips per card

Marking

1-16(60x) 249-151
17 - 32 (60x) 249152
33 - 48 (60x) 249-153

Direct pinting - contact factory

233-332
Marker cards,
, ## computer marked
A |
20 self-adhesive strips per card
Marking
1-16(60x) 249-151
17 - 32 (60x) 249-152
33 - 48 (60x} 249-153

Direct pinting - contact factory

Coding key, snap-on type,
light grey
733-330

Dimensions (in mm)
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L= (No. of poles + 1) x pin spacing
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L = (No. of poles x pin spacing} + 2.2 mm

*For international approvals (with corresponding ratings) see pages 10.3 - 10.38.

waco

o




