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REVISIONS
REV |ZONE ECO DESCRIPTION DATE BY | APPR
1| — —— INITIAL RELEASE 12/04/13] RW EC
A | —— —— Add P/N List 06/20/14f RW EC
B |- —— Change Spec. ps/10/14 RW | EC
c|l—| — Change The Colo of Press Key, Add New P/N 03/03/15 RW | EC
D [ - — Add Touch Proof Pin & New P/NChange WG NOJO5/05/15] RW | EC
pr S E | — —— Rear nut increase 1 inner 08/15 RW GX
et T o rnrodued iner Gmeteos/08/
The color of press key see “Ordering Information”
PLIS X - 30 1 - 70 I \
U BERBIE Key & Color] FEHSL HVIL BHFK/N Cable Size! , \_l5s /'
| "X”, BBt Orange 0, NiFE# No HVIL 70" =70mn’ | l
i Y, % Black 1, A8 With WVIL |50"=50m? i
b wns #e Yellow ”35"=35mi” !
| "V, 4k Green | P/N Model NO. |Accepted Wire OD P/N Model NO. [Accepted Wire OD
VW, 4 Red M AC-HA000815 | PL18X-301-35 AC-HA000830 | PL18X-300-35
"7 Blue AC-TIAO00816 | PLISY-301-35 AC-T1A000831 | PLISY-300-35
——_———— e — e — — - AA 59.8 REF AC-HA000817 | PL18U-301-35 -y AC-HA000832 | PL18U-300-35 .
AC-HA000818 | PL18V-301-35 14.5£0.5 AC-HA000833 | PL18V-300-35 14.5£0.5
31.0 6.0 AC-HA000819 | PL18W-301-35 AC-HA000834 | PL18W-300-35
I A * AC-HA001283 | PL18T-301-35 AC-HA001286 | PL18T-300-35
) f=§ AC-HA000820 | PL18X-301-50 AC-HA000835 | PL18X-300-50
:ﬁ AC-HA000821 | PL18Y-301-50 AC-HA000836 | PL18Y-300-50
E AC-HA000822 | PL18U-301-50 040 AC-HA000837 | PL18U-300-50 040
< —— :( AC-HA000823 | PL18V-301-50 17.0£0.5 AC-HA000838 | PL18V-300-50 17.0£0.5
;l'; AC-HA000824 | PL18W-301-50 AC-HA000839 | PL18W-300-50
AC-HA001284 | PL18T-301-50 AC-HA001287 | PL18T-300-50
:f AC-HA000825 | PL18X-301-70 AC-HA000840 | PL18X-300-70
AC-HA000826 | PL18Y-301-70 AC-HA000841 | PL18Y-300-70
DRIRRE | 05 | (el 0
Touch Proof Pin d : ! - i
AC-HA000829 | PL18W-301-70 AC-HA000844 | PL18W-300-70
AC-HA001285 | PL18T-301-70 AC-HA001288 | PL18T-300-70
M4 (Spec. ) :
1. TYEHE Operating temperature: —40° C~+125° C.
2. HUE LA Current rating(Connector Only): 300 A.
3. BIBRIE Operating voltage: 1000 WC. AMPHENOL | Amphenol Technical Products International GZ
4. ® Jk Dielectric withstanding voltage: 5000 VDC.
5. [y Protection class:1P67 & TP2X. B g | wn | o [ ww [peree
6. FLBABRAL Shiclding. PROECTON | oe=t | S | wev | SWE [ poyer[ok 10mm IPOS Plug Assy
7. WU 47 Mating cyele:500 Min. D [101| A3 E ___
8. B3 X Automatic secondary lock. % % SIGNATURE [1% DATE | UNLESS OTHERWSE SPECIFIED = PL18-300
R y 1) A are In )
9. MBS Flectrical interlock (HVIL). T IDRAWN ] 12/04/13 2) Toromcen are on foows: - —
10. e %46 Mating receptacle : See drawing “PL00-300" iT_# CHECKED g :g;g:;:g 1 PLoe :gg . N/A _
il i APPROVAL Angles
1 [ 2 [ 3 4 5 ] 6 [ 7 8
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I I 2 3 5 6 I 7 I 8
REVISIONS
REV[ZONE]  ECO DESCRIPTION | pate | By [ ApPr
Al - —_— Updated 7/04/14 RW EC
B | —— - Add Touch Proof Pin /05/15 RW EC
C | —— RW EC
£\ 59.6 REF
31.0
A\ 6.0

30 1
+

BALL I Key R HVIL

LMK/ Cable Size

|

| "X Key 0, AHILH No IIVIL
i Y Key 1, WEH With AVIL
I

Mk 54 (Spec. ) :
1. TAEEE Operating temperature: —40° C~+125° C.
2. HUEHIRT Current rating(Connector Only): 300 A.

70" =T0m’
”50”=50mn’”
”35”=35mi’

L

Standard Part List (With HVIL)

P/N Model NO. Polarization
AC-HA000775 PL182X-301-35 X
AC-HA000776 PL182Y-301-35 Y
AC-HA000777 PL182X-301-50 X
AC-HA000778 PL182Y-301-50 Y
AC-HA000779 PL182X-301-70 X
AC-HA000780 PL182Y-301-70 Y

Standard Part List (Without HVIL)

P/N Model NO. Polarization
AC-HA000787 PL182X-300-35 X
AC-HA000788 PL182Y-300-35 Y
AC-HA000789 PL182X-300-50 X
AC-HA000790 PL182Y-300-50 Y
AC-HA000791 PL182X-300-70 X
AC-HA000792 PL182Y-300-70 Y

3 BB Gperating voltage: 1000 VIX. AMPHENOL | Amphenol Technical Products International GZ
4. HL JE Dielectric withstanding voltage: 5000 VDC.
5. B4 Protection class:IP67 & IP2X. ;’E% s | W W | e
6. FUHEDRL Shielding. PROJECTION SHEET SIZE rev. SCALE P'M IW" m M m
7. HUHH A Mating cyele:500 Min. O [101] A3 c
8. H3) KB Automatic secondary lock. % % SIGNATURE FJ% DATE | UNLESS OTHERWISE SPECIFIED WS o PL182-300
9. WEEIH Electrical interlock (IVIL). W FIDRAWN | R 02/28/14 |3 one are In matrio{mm)
10. XTCHRPE W4 Mating receptacle see drawing: PLO82-300. % FCHECKED | & 02/28/14 | O Pt 0EC £100 AT N/A CUST eV,
it i APPROVAL| EC 02/28/14 | 2 PL DEC 020 Angles 1" -
1 [ 2 3 5 ] 6 [ 7 8
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1 I 2 3 4 5 6 I 7 I 8
REVISIONS
REV[ZONE]  ECO DESCRIPTION | oare | By [ APPR
A | —— - INTAL RELEASE b.’»/ 13/14 RW EC
B | — _ Updated 07/04/14 RW EC
cl—| — 'Add Touch Proof Pin 05/05/15 RW_|_EC
& 59.6 REF D | —— - [Rear nut increase 1mm,reduced inner diometer|09/08/15 RW EC
31.0 6.0
i |
P 1
1 &)
1 . )
= Standard Part List (With HVIL)
[ P/N Model NO. Polarization
T AC-HA001108 PL183X-301-35 X
AC-HA001109 PL183Y-301-35 Y
AC-HA001110 PL183X-301-50 X
W5 R, Ordering Information AC-HAOOTT1I |  PLIS3Y-301-50 Y
.. AC-TA001112 PL183%-301-70 X
| PLI8 3 X - 30 1 - 70 AC-HA001113 PL183Y-301-70 Y
| T T 0T
bR K SIEEH HVIL KK/ Cable Size _ _
I CE— (; J T”Ii R — = Standard Part List (With Out HVIL)
: , AL No "70”=70mn? L || > P—
VY ey LA Vith HVIL ”50”:50222 ‘ P/N Model NO. Polarization
| 3535 ) \@; \ AC-HAOO1114 PL183X-300-35 X
=00l
| AC-HAOO1115 PL183Y-300-35 Y
e AC-HA001116 PL183X-300-50 X
AC-HA0O1117 PL183Y-300-50 Y
AC-T1A001118 PL183%-300-70 X
B (Spec. ) AC-HA001119 PL183Y-300-70 Y

1. TYEIRPE Operating temperature: —40° C~+125° C.

2. BiE A Current rating(Connector Only): 300 A. - .
3. E Operating voltage:1000 VI. AMPHENOL | Amphenol Technical Products International GZ
4.7t B JE Dielectric withstanding voltage: 5000 VDC. — - — - —— e
A . P oD . JIgi [ 2K L
5. IZTFﬁ?)} PE?I?CIIOH class:IP67 & IP2X. o s | 0| O il I, form 305 Pog Com
6. EZIMI]IL Shielding. 0= | 1w A 5 Purlok
7 Bl Nating cycle:50 Min. % ¥ SIGNATURE (177 DATE.| UNLESS OTFERWSE SPEGIED o o P30
8. “n?%id]:/}(@ﬁﬂl Automatic secondary lock. il I DRAWN Ry 03/13/14 3" e are n
9. M EE AL Electrical interlock (HVIL). 7 CHECKED | @ 03/13/14 | 0 L D #100 ' o T " e
ilt_it APPROVAL| EC 03/13/14 | 2 PL DEC £020  Angles 1
1 [ 2 3 4 5 j 6 [ 7 8




