Tornillos de cabeza hueca E‘Elﬂg

CARACTERISTICA
S

Tornillo de cabeza hueca
Se pueden utilizar
en lugar de perno de hexagonal RS Pro M4 x 12mm

cabeza hexagonal

cuando hay menos plano Acero inoxidable

espacio libre

La alturade la
cabeza es igual al
diametro del mango

Tornillo de cabeza
hueca: El mas
resistente de todos
los estilos de cabeza

Varios tamanos de
rosca disponibles

Los productos con aprobacion profesional RS le proporcionan
piezas de calidad profesional en todas las categorias de
productos. Nuestra gama de productos ha sido probada por
ingenieros y proporciona una calidad comparable a las marcas
lideres sin pagar un precio superior.
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Tornillos de cabeza hueca

Descripcion del

Los tornillos de cabeza avellanada Allen RS Pro son una excelente eleccion cuando se necesita
una fijacién para Sit FLUSH o debajo de la superficie de su material. Estos populares tornillos de
cabeza avellanada de rosca métrica estan fabricados de acero inoxidable A2 (304) y estan
disefiados para aplicaciones de uso general donde el espacio es limitado. Estas fijaciones se
utilizan cuando se necesita una unién solida y fiable. Estos tornillos tienen una apariencia y
acabado atractivos de calidad dondequiera que se utilicen y proporcionan una resistencia

excepcional a la corrosion.

Especificaciones

Tamafio de rosca
Forma de la cabeza
Material

Acabado

Tipo de rosca

Aplicaciones

M4

Tapa de vaso hexagonal

Acero inoxidable

Sencillo

Métrico

Carpinteria, aplicaciones domésticas, fijaciones y
fijaciones, Reparacion y mecanizado, Proteccion de
seguridad, Construccién de paneles

Especificaciones mecanicas

Longitud

Tipo de acero inoxidable

Paso de rosca

Rango de diametro de cabezal
Rango de altura de la cabeza
Rango nominal de tamaiio de clave
Compromiso clave

12mm

304 A2

0.7mm

6,78 mm a 7,22 mm
3,82 mm a 4mm

de 3,2 mm a 3,08 mm
2 mm

RS Components: Compre este producto en https://uk.rs-

Pagina 2de 7



Tornillos de cabeza hueca

Cumplimiento/Certificaciones

Certificado de conformidad RoHS ,DIN912 , ISO4762,

ANSI B18

Please view our full range listing below for all A2 304 Stainless Steel Hexagon Cap
Socket Screws:

Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Stainless Steel M3 6 mm 280981
Hex Socket Cap Stainless Steel M3 & mm 280997
Hex Socket Cap Stainless Steel M3 10 mm 7976266
Hex Socket Cap Stainless Steel M3 12 mm 281007
Hex Socket Cap Stainless Steel M3 16 mm 281013
Hex Socket Cap Stainless Steel M3 20 mm 283319
Hex Socket Cap Stainless Steel M3 25 mm 293325
Hex Socket Cap Stainless Steel M3 30 mm 283331
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Hex Socket Cap Stainless Steel M4 & mm 281029
Hex Socket Cap Stainless Steel M4 10 mm 7976260
Hex Socket Cap Stainless Steel M4 12 mm 281035
Hex Socket Cap Stainless Steel M4 16 mm 281041
Hex Socket Cap Stainless Steel M4 20 mm 200102
Hex Socket Cap Stainless Steel M4 25 mm 281057
Hex Socket Cap Stainless Steel M4 30 mm 2090118
Hex Socket Cap Stainless Steel M4 40 mm 203347
Hex Socket Cap Stainless Steel M5 10 mm 281063
Hex Socket Cap Stainless Steel M5 12 mm 281079
Hex Socket Cap Stainless Steel M5 16 mm 281085
Hex Socket Cap Stainless Steel M5 20 mm 281091
Hex Socket Cap Stainless Steel M5 25 mm 200124
Hex Socket Cap Stainless Steel M5 30 mm 200130
Hex Socket Cap Stainless Steel M5 40 mm 293353
Hex Socket Cap Stainless Steel M5 50 mm 203360

Please view our full range listing below for all A2 304 Stainless Steel Hexagon Cap
Socket Screws:

Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Stainless Steel MG 10mm 7976279
Hex Socket Cap Stainless Steel MG 12 mm 281108
Hex Socket Cap Stainless Steel M6 16 mm 281114
Hex Socket Cap Stainless Steel M6 20 mm 281120
Hex Socket Cap Stainless Steel M& 25 mm 281136
Hex Socket Cap Stainless Steel M& 30 mm 200146
Hex Socket Cap Stainless Steel MG 35 mm 293375
Hex Socket Cap Stainless Steel MG 40 mm 293381
Hex Socket Cap Stainless Steel M& 45 mm 293397
Hex Socket Cap Stainless Steel M& 50 mm 293404
Hex Socket Cap Stainless Steel MB 60 mm 203410
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Hex Socket Cap Stainless Steel Ma 16 mm 281142
Hex Socket Cap Stainless Steel Ma 20 mm 281158
Hex Socket Cap Stainless Steel Ma 25 mm 281164
Hex Socket Cap Stainless Steel Ma 30 mm 281170
Hex Socket Cap Stainless Steel Ma 35 mm 293426
Hex Socket Cap Stainless Steel Ma 40 mm 290152
Hex Socket Cap Stainless Steel Ms 45 mm 7976272
Hex Socket Cap Stainless Steel M8 50 mm 203432
Hex Socket Cap Stainless Steel Ma 60 mm 293448
Hex Socket Cap Stainless Steel M10 16 mm 203454
Hex Socket Cap Stainless Steel M10 20 mm 293460
Hex Socket Cap Stainless Steel M10 25 mm 7976276
Hex Socket Cap Stainless Steel M10 30 mm 293476
Hex Socket Cap Stainless Steel M10 35 mm Ta976285
Hex Socket Cap Stainless Steel M10 40 mm 293482
Hex Socket Cap Stainless Steel M10 50 mm 293498
Hex Socket Cap Stainless Steel M10 60 mm 293505
Hex Socket Cap Stainless Steel M10 70 mm 288935

Please view our full range listing below for all A2 304 Stainless Steel Hexagon Cap
Socket Screws:

Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Stainless Steel M12 20 mm 288941
Hex Socket Cap Stainless Steel M1i2 30 mm 288957
Hex Socket Cap Stainless Steel M12 40 mm 288963
Hex Socket Cap Stainless Steel Mi2 50 mm 2884979
Hex Socket Cap Stainless Steel Mi2 60 mm 288085
Hex Socket Cap Stainless Steel Mi2 70 mm 288091
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SOCKET HEAD CAP SCREWS DIN 912/1SO 4762 /ANSIB 183.1 M

f .
R = - a2 max. aliows for
fo==—1o [
'- - -
. . oo L ol e ER
1 M1 M2 M2S M26 2] M4
03 0.38 04 0.45 045 0.5 0.7
N 5 16 17 NA 1 o)
i mas min M min. max. min. max. min. M min. M min. M
246 2.74 2.86 314 98 | 43 | 468 | 482 | 518 | 532 | 568 | 678 | 722 |
286 314 162 1908 | < | <58 532 | se8 | o8 | 722
287 3.14 98 | 43 | 468 S32 | S68 | 680 | 722 )
mn max mn max. men. max. min. max. min. mas min. A min. M
126 140 148 150 186 20 36 | 250 | 245 | 260 86 | 300 182 | 400
1.46 1.60 1.86 200 | 238 | 2% 2.86 100 182 | 400
1.82 1.60 1.91 2.00 240 | 2%0 .89 3.00 188 | 400
1 15 1
i max min max. min. max. man. max. min. man man. man min. man
132 136 152 1.56 152 196 | 202 | 206 | 200 | 206 | 282 | 258 | 302 | 308 )
1.52 1.56 1.52 1.9 | 202 | 208 252 | 258 | 302 | 308
1520 1.545 1520 | 1545 | 2000 | 2045 252 | 2% | 3020 | 3071 )
min. man. min min. min min. min
12 (1 08 0.7 1 1.10 12 13 2
SO 4762 (1997) 0.7 1 1.10 13 2
JANSI B 1821 M (1986) 0.8 1 1.25 1.5 2
L] M5 L M0 Mi2 (M15) Mg
08 1 125 1.5 1.75 2 2
b 22 24 28 R» 3 0 “
min mas i max. man. max. man. max. min. mar. man. A min., ma
128 .72 8.78 10.22 1273 | 1327 | 1873 | 1627 | 1773 | 1827 | 2067 | 2130 | 2367 | 240
1 72 978 10.22 1273 | 1327 | w3 | 627 | 1773 | 1827 | 2087 | 1.0 87 2
B8 18.3.1 M (1980) 327 .72 9.74 10.22 1270 | 1327 | 1567 | w627 | 1763 | 1827 | 206 | 2130 | 22 4.3
%M_' - - S L3 WA W N . -_- o) o, |
912 (1983) 482 5.00 8.7 6.0 7064 800 | 964 | 1000 [ 157 | 1200 | 1357 | 1400 | 1557 | 1600
4762 (1 482 5.00 57 50 784 | o864 | 1000 | 1157 | 1200 | 1387 | 1400 | 1557
B8 1831 M (1986) 485 5.00 5.85 6.00 7.83 800 | 981 | 1000 | 11.79 | 1200 | 1377 | 1400 | 1576 | 16.00
[Key Size nominal s < B 3 8 10 12 14
min max. mn max. mn. max. man. max. min. L min. M min. M
[OIN 912 (1983) 4.020 4.006 5.02 5.14 6.02 6.14 3026 | 8.175 | 10028 | 10.175 | 12032 | 12.212 | 14032 | 14212
4782 (1 4020 4006 | 514 6.02 614 0028 | 8175 ] 10028 | 10.175 | 12032 ] 12212 | 1 14212
8 18.3.1 M (1986) 4.020 4.084 5.020 5.084 6020 | 6095 | 8025 | 8115 | 10.025 | 10127 | 12.032 | 12.146 | 14.032 | 14.159
8 o, L £ 3 N - L3 L
912 (1 25 3 4 5 6 7 8
25 3 < s [ 7 []
B 1831 M (19865) 25 3 4 ] [ ? 3
18 M20 ez M24 o2 M0 M3
25 x] 25 3 3 35 35
b 48 82 % 0 o5 2 78
- . |_son | swx | eun | e | oun | e | o | ewe | eun | Sun | oun ) S
912 (1983) 2667 7.3 2967 30.33 3261 | 3339 | 3561 | 3639 | 3981 | 4039 | <61 | 4539 | 4961 | 503
4762 (1 29.67 30.3 361 | »»w 401 | 453
[§ 7953 | 3033 %5 Al | 4550
Height & min max. . . men. max. min. max. min. man man. man min. M
Emr_n 757 | veco | vees | 2000 | 2148 | 2200 | 2348 ['2¢00 | 2648 | 2700 | 2948 | 3000 | 3238 | 3300 |
SO 4762 (1997) 19.48 20.00 2348 | 2400 29.48 | 3000
B8 M1 1973 | 2000 2370 | 2400 2957 | 3000
Sizo nominal s 4 7 17 19 19 2 24
L. 1Y L. 3 L. .3 x| o | |_mn | enae | en | e
912 (1983) Hox | 14212 17.05 17.23 1705 | 1723 | 19.065 | 19.275 | 19.065 | 19.275 | 22.065 | 22275 | 24.085 | 24.275
17.05 17.23 19.065 | 19275 22065 | 22.27%
17.00 | 17216 19.068 | 19243 22068 | 22.319
mn man. min. mn. min. min min
9 10 " 12 135 155 18
10 12 15.5
0 12 150

RS Components: Compre este producto en https://uk.rs-

Pagina 6de 7



Tornillos de cabeza hueca E‘Elﬂg

RS Components: Compre este producto en https://uk.rs- Pagina 7de 7



