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 Din Rail Mount Optocoupler, 6A DC, 24VDC 
             RS Stock number  2125497 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 

Specifications: 

Rated input voltage 24 VDC 
Rated input current 10–15mA 
Status indicator LED 
Max. switching frequency 10-200Hz 
Rated switching voltage 3-48V DC 
Rated switching current 6A 
Voltage Drop at Max <0.1V 
Operating Temperature -25oC to 60oC 
Storage Temperature -40oC to 70oC 
Rated impulse withstand voltage 2.5kv 
Wire strip length 10mm 
Insulating material PA 
Torque 0.4 Nm 
Dimensions (HxWxD) 60.8 x 91 x 6.1mm 

 

 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 

been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 


