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RS PRO Type K Thermocouple 
1m Length, 0.076mm Diameter 

→ +260°C
RS Stock No.: 397-1589 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to 
the leading brands without paying a premium price.

• Welded, exposed
junction

• Durable PFA
insulated

• Conforms to ANSI
standards

• 0.003” (0.076mm)
conductors

FEATURES 
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From RS Pro a range of type K fine gauge wire thermocouple temperature sensors conforming to 
ANSI standards. These thermocouple temperature sensors feature a welded tip exposed junction 
for a fast response time. The lead consists of 0.0076 mm conductors with durable Teflon PFA 
insulation colour coded to ANSI specifications 

 

Thermocouple Type    Type K 
Temperature Measurement Range -75°C to 260°C
Construction Fine Wire Sensor 
Measuring Junction Exposed 
Accuracy ±1.5°C 
Output 100°C = 4.096mV 
Seebeck Coefficient 41µV / °C 
Transmitter None 
Calibration Availability Yes 

Application test and measurement, temperature mapping and OEM 
applications 

 

Conductor Diameter 0.076mm 
Probe Length 1m 
Insulation / Sheath Material Teflon PFA 
Termination Type Cable Gland 
Compensating Cable Length 1m 
Cable Insulation PFA 

 

Compliance/Certifications BS EN 61340-5-1 
Standards Met ANSI 

Product Description 
  

Mechanical Specifications 

Approvals 

General Specifications 
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