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Attribute Value
Manufacturer Series 10057
Colour Clear
Maximum Operating Length 5m
Tube Inside Diameter gmm
Tube Outside Diameter g8mm
Maternal Fluoropolymer
Maximum Operating Pressure 16 bar
Maximum Operating Temperature «150°C
Minimum Operating Temperature -40°C
Special Features High Abrasion Resistance, PTFE Tubing with High Resistance to

Aggressive & Corrosive Agents
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