
ENGLISH

Datasheet
Socket Countersunk Screw – DIN 7991
Grade 10.9 Plain Finish

Please view our full range listing below

RS Stock No  Size

281451 5 x 10

281467 5 x 12

281489 5 x 20

292467 5 x 25

281495 6 x 10

1247191 6 x 12

281502 6 x 16

281524 6 x 25

292495 6 x 35

8229142 6 x 40

8229145 6 x 50

281546 8 x 16

281552 8 x 20

8229149 8 x 40

RS Stock No  Size

8229158 8 x 50

1247193 8 x 55

1247194 8 x 60

1247195 10 x 20

1247196 10 x 25

1247197 10 x 30

1247199 10 x 40

1247200 10 x 45

1247201 10 x 50

1247202 10 x 60

1247203 10 x 70

1247204 10 x 80

1247205 10 x 100

1247206 12 x 25

d1 M5 M6 M8 M10 M12 M16

d2 10 12 16 20 24 30

k      max. 2.8 3.3 4.4 5.5 6.5 7.5

s 3 4 5 6 8 10

t     2.3 2.5 3.5 4.4 4.6 5.3

1247207 12 x 30

1247208 12 x 35

1247209 12 x 40

1247210 12 x 45

1247211 12 x 50

1247212 12 x 55

1247213 12 x 60

1247214 12 x 70

1247215 12 x 80

1933422 16 x 40

1933423 16 x 45

1933424 16 x 50

1933425 16 x 60

1933426 16 x 70
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