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Please view our full range listing below for all A4 316 Stainless Steel Self-Colour
Hexagon Socket Cap Head Screws:

Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Stainless Steel M3 6 mm 1871207
Hex Socket Cap Stainless Steel M3 B8 mm 1871213
Hex Socket Cap Stainless Steel M3 10 mm BE04636
Hex Socket Cap Stainless Steel M3 12 mm 1871229
Hex Socket Cap Stainless Steel M3 16 mm 1871235
Hex Socket Cap Stainless Steel M3 20 mm 3044429
Hex Socket Cap Stainless Steel M3 25 mm 3044435
Hex Socket Cap Stainless Steel M3 30 mm 3044615
Hex Socket Cap Stainless Steel M4 8 mm 1871241
Hex Socket Cap Stainless Steel M4 10 mm 6604639
Hex Socket Cap Stainless Steel M4 12 mm 1871257
Hex Socket Cap Stainless Steel M4 16 mm 1871263
Hex Socket Cap Stainless Steel M4 20 mm 1871279
Hex Socket Cap Stainless Steel M4 25 mm 1871285
Hex Socket Cap Stainless Steel M4 30 mm 1871308
Hex Socket Cap Stainless Steel M4 40 mm 3044609
Hex Socket Cap Stainless Steel M4 50 mm 3044592
Hex Socket Cap Stainless Steel M5 8 mm 6604633
Hex Socket Cap Stainless Steel M5 10 mm 3044586
Hex Socket Cap Stainless Steel M5 12 mm 1871314
Hex Socket Cap Stainless Steel M5 16 mm 1871320
Hex Sockst Cap Stainless Steel M5 20 mm 1871336
Hex Socket Cap Stainless Steel M5 25 mm 1871342
Hex Sockst Cap Stainless Steel M5 30 mm 1871364
Hex Socket Cap Stainless Steel Ms 40 mm 1871370
Hex Socket Cap Stainless Steel M5 50 mm 3044570
Hex Socket Cap Stainless Steel Ms 60 mm 3044564
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Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Stainless Steel MG 10 mm 6604642
Hex Socket Cap Stainless Steel MG 12 mm 1871386
Hex Socket Cap Stainless Steel MG 16 mm 1871392
Hex Socket Cap Stainless Steel MG 20 mm 1871409
Hex Socket Cap Stainless Steel MG 25 mm 1871421
Hex Socket Cap Stainless Steel M& 30 mm 1871437
Hex Socket Cap Stainless Steel M& 35 mm 1871443
Hex Socket Cap Stainless Steel ME 40 mm 1871459
Hex Socket Cap Stainless Steel MG 45 mm 6604645
Hex Socket Cap Stainless Steel MG 50 mm 1871465
Hex Socket Cap Stainless Steel MG 60 mm 3044558
Hex Socket Cap Stainless Steel Ma 16 mm 1871471
Hex Socket Cap Stainless Steel Ma 20 mm 1871487
Hex Socket Cap Stainless Steel Ma 25 mm 1871493
Hex Socket Cap Stainless Steel Ma 30 mm 1871500
Hex Socket Cap Stainless Steel Ma 35 mm 1871516
Hex Socket Cap Stainless Steel Ma 40 mm 1871522
Hex Socket Cap Stainless Steel Ma 45 mm 6604649
Hex Socket Cap Stainless Steel mMa 50 mm 1871538
Hex Socket Cap Stainless Steel M8 60 mm 1871544
Hex Socket Cap Stainless Steel Ma 70 mm 6604658
Hex Socket Cap Stainless Steel Ma 80 mm 6604651
Hex Socket Cap Stainless Steel M10 20 mm 3044542
Hex Socket Cap Stainless Steel M10 25 mm 6604655
Hex Socket Cap Stainless Steel M10 30 mm 3044520
Hex Socket Cap Stainless Steel M10 40 mm 3044514
Hex Socket Cap Stainless Steel M10 50 mm 3044508
Hex Socket Cap Stainless Steel M10 70 mm 3044485
Hex Socket Cap Stainless Steel M12 30 mm 3044463
Hex Socket Cap Stainless Steel M1i2 40 mm 3044457
Hex Socket Cap Stainless Steel M12 50 mm 3044441
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basic difference Detwesn DIM 512-12.5 [1363) / F5:0 4TE2-12.5 [1557) and ANSI B 16.3.M (1386) Is boih DIN and 150 have a

thread tolerance of Sgtg. while ANSI has 2 thread tolerance of 4gGg. which may not be readily avallable on & worldwioe basis.

AMSIE 18.3.1 Mis

avallabie In

Class 125,

| For Wore Detailed Information, Please Refer 1o Complete DIN. 50 or ANS Standard, Which Are The Governing Standards.

DiM 912 (1983 / 50 4762 (1997

T ANG] B 16,30 1M [1962) - LGF 050108
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