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ITEM NO. 09587

SIP UNIVERSAL HANGING
HALOGEN HEATER

REMOTE CONTROL

Versatile hanging 5,118BTU/hr
heater design (1.5kW) heat output
Controlled via Uses 30% to 40%
remote control less electricity
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ITEM NO. 09587

SIP UNIVERSAL HANGING
HALOGEN HEATER

REMOTE CONTROL

230v (13A) input supply

Remote control ON/OFF Heat selection

Versatile hanging design; stainless steel chain

1 heating setting; 5,118BTU/hr (1.5kW) heat
output

Powerful halogen infrared lamp encased in a
strong and lightweight 3mm aluminium housing for

durability Efficient; uses 30% to 40% less
electricity than other traditional heaters available
95000 hours life cycle

ITEM NO. 09587
Input Supply 230v (13A)
Max. Heat Output 5,118BTU/hr (1.5kW)

Heat Settings 1 setting; 1.5kW

IP Rating |P44

Net Weight 2.26kg

Gross Weight 3.00kg

Product Dimensions 250(H) x 450(W) x 450mm(D)

Packaged Dimensions 300(H) x 550(W) x 550mm(D)




