
M12-CT0212 Cable
M12-CT0212

Extended Product Type M12-CT0212

Product ID 2TLA020060R0400

EAN 7350024452617

Catalog Description M12-CT0212 Cable

Long Description

Transfer cable, L=20 cm, 5 x 0.34 mm2 + shield with straight M12-5 female + male
connectors. Shield connected to pin3 (0V) on male connector. Can be used for

connection of DYNlink devices to Tina 4A/Tina 8A where the "info-pin" of each M12
connector works like a individual safe signal. Note: Only allowed when connected to a

Pluto IQ input.

General Information

PRODUCT-DETAILS

Ordering
1 pieceMinimum Order Quantity

8544429090Customs Tariff Number

Popular Downloads
2TLC010087L0201Data Sheet, Technical

Information

Dimensions
13 mmProduct Net Depth /

Length



13 mmProduct Net Height

200 mmProduct Net Width

0.02 kgProduct Net Weight

Technical
24 VRated Control Supply

Voltage (Us)

Tina 4A
 
Tina 8A

Suitable For

Certificates and Declarations (Document Number)
2TLC172257D0201cULus Certificate

No declaration neededDeclaration of
Conformity - CE

Classifications
WObject Classification

Code

EC000057 - Low voltage power cableETIM 4

EC000057 - Low voltage power cableETIM 5

EC001855 - Sensor-actuator patch cordETIM 6

EC001855 - Sensor-actuator patch cordETIM 7

V11.0 : 27060313eClass

39121438UNSPSC
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