Blocks & Holders

R}ﬂ North American Power Fuses
UltraSafe J US3J, UsSeJ

ULTRASAFE™ MODULAR FUSE HOLDERS FOR
CLASS J FUSES

Ferraz Shawmut ULTHASAFE™ modular 600 volt
Fuse Holders for Class J fuses infroduce a new
level of safety and ease for installing or replacing
Class J fuses. ULTRASAFE holders qualify as “finger
safe” to an IP2 grade of protection under IEC
standards. The US3J accommodates 304 Class J or
22 x 58 mm French Ferrule® fuses. The USEJ is for
G0A Class J fuses. ULTRASAFE holders are available
in compact 1, 2, or 3 pole units, with or without
blown-fuse indicators in each pole. Multi-pole units
can also be made up in the field by using the
multiple-pole Assembly Kits.

All units have provisions for locking in the open
position for safety during fuse changeouts or
equipment servicing. US3J and US6J holders can
be snap-mounted fo 32 mm DIN rail and they have
a unique latch which will stay open to allow re-
positioning of the holder in the future. ULTRASAFE
body material is tough and durable palyamide.
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UltraSafe J Us3J, Us6J

Catalog and Reference Numbers & Descriptions - For use with 304 Class J Fuses

CAT. HUMBER REF. WUMBER
I3 E212409 1 Poie

a2 AZ13440 2 Poie

LE3.E J214850 3 Poie

LE3Hi 212822 1 Foie with Indic-ator
=3 W213042 2 Poie with Indicaiors
L.t K214D67 3 Poie with Indcaiors
e R2154TE 1 Poie - Nestral
IS5 R215885 2 Poie Assembiing Kt
PS5, 5P C21 7007 3 Poie hssembilng K
LFE3. P 218037 4 Poie Assembling KIf

Catalog and Reference Numbers & Descriptions - For use with 60A Class J Fuses

CAT. WUMBER REF NUMEER | DESCRIPTION
USE1 21952 I Poie
USEL pazaTa 2 Prie
USES V2057 1 Poie
USBJ1I F220M7 1 Pofe with Indtezbor
USE.LE D230 2 Poie wiih Indczbors
USE.S Wz 1 381 3 Pois whh Indcstors
USEH NZi2033 1 Pl - Weulral
USELEPNE 201129 2 Prie Assembing ki
USELEE 211883 3 Prie Assemiing ki
USEMPAE 22410 & Poie Assembling ki
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Terminal screws: Philip='slot head

Suggested screw torgue: 308 - 35 in-lb= {4 Nom)
60A - 45 in-lbs. (5.2 Nm)

Conmector type: Fressure plate

Wire range: £2 to #14 (solid'stranded Cu)

Load-break disconnect: Mo

st ‘Shawmut




