
Gegevensblad 3RK2200-0CT30-0AA3
AS-i compactmodule K20 digitaal A/B-slave, 4DI, IP 67 4 x ingang,
maximaal 200 mA 4 x M8-connector

Algemene technische gegevens
uitvoering van het product digitale I/O-module voor toepassing in het veld IP67  - K20
Type 4 ingangen
uitvoering van het slave-type A/B slave
I/O-configuratie 0
ID/ID2-code A/0
Aantal I/O-bussen 4
uitvoering van de elektrische aansluiting van de in-
en uitgangen

M8-schroefaansluiting

AS-Interface totale stroomopname max. 270 mA
Bedrijfsspanning conform specificatie AS-Interface 26,5 ... 31,6 V
Aardaansluiting niet voorhanden
Adressering via M12 steekcontact
AS-Interface aansluiting bescherming tegen foutieve
polariteit

ingebouwd

Sensorvoorziening
aard van de voeding voor sensorvoeding via AS-Interface
ingangsspanning 16,5 ... 30 V
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eigenschap van de sensorvoeding kortsluit- en
overbelastingsvast

Ja

stroombelastbaarheid van de sensorvoeding voor
alle ingangen

● bij omgevingstemperatuur 40 °C 200 mA

● bij omgevingstemperatuur 55 °C 150 mA

Ingangen
aantal digitale ingangen 4
aard van de aansluittechniek 2- en 3-geleider techniek
Ingangsbedrading transistor PNP
type spanning van de ingangsspanningen DC
Ingangen schakelniveau-High min 10 V
ingangsstroom aan de digitale ingang

● bij signaal <1> minimaal 6 mA

● bij signaal <0> maximaal 1,5 mA

Ingangen sensorvoeding via AS-Interface bestendig tegen kortsluiting en overlast
Ingangen busbezetting

● PIN 1 sensorverzorging L+

● PIN 3 sensorverzorging L-

● PIN 4 data-ingang

uitvoering van de stekkerbezetting van de ingangen standaard indeling

Uitgangen
aantal digitale uitgangen 0

Weergave
Statusdisplay

● display I/O LED geel

● display Uhulp niet noodzakelijk

● display AS-Interface/diagnose dual LED groen/rood

Bezettingsgraad van de databits
Bezetting van de databits

● bus 1 PIN 4 = IN1 (D0)

● bus 2 PIN 4 = IN2 (D1)

● bus 3 PIN 4 = IN3 (D2)

● bus 4 PIN 4 = IN4 (D3)

Omgevingsomstandigheden
omgevingstemperatuur

● tijdens bedrijf -25 ... +70 °C

● tijdens opslag -40 ... +85 °C

beschermingsklasse IP IP67

Mechanische gegevens
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breedte 20 mm
hoogte 108 mm
diepte 45 mm
bevestigingswijze geen montageplaat nodig

Approbaties/certificaten
General Product Approval EMC Declaration of Conformity

Miscellaneous

Test Certific-
ates

Shipping Approval

Special Test Certi-
ficate

other
Confirmation Miscellaneous

Verdere informatie
Informatie- en downloadcenter (catalogi, brochures,…)
http://www.siemens.com/industrial-controls/catalogs

Industry Mall (online-bestelsysteem)
https://mall.industry.siemens.com/mall/nl/nl/Catalog/product?mlfb=3RK2200-0CT30-0AA3

CAx-online-generator
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3RK2200-0CT30-0AA3

Service&Support (handboeken, gebruiksaanwijzingen, certificaten, prestatiegrafieken, FAQ's,…)
https://support.industry.siemens.com/cs/ww/nl/ps/3RK2200-0CT30-0AA3

Fotodatabank (productfoto's, 2D-maatschetsen, 3D-modellen, apparaatschakelschema's, EPLAN macro's, …)
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3RK2200-0CT30-0AA3&lang=en
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https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=439&ci=460&cao=549
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=439&ci=497&cao=586
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=439&ci=3020&cao=3021
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=440&ci=4242&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=444&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=446&ci=455&cao=543
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=446&ci=489&cao=574
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=446&ci=491&cao=577
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=447&ci=450&cao=539
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=447&ci=454&cao=553
https://support.industry.siemens.com/cs/WW/nl/ps/3RK2200-0CT30-0AA3/Certificate?ct=447&ci=502&cao=591
http://www.siemens.com/industrial-controls/catalogs
https://mall.industry.siemens.com/mall/nl/nl/Catalog/product?mlfb=3RK2200-0CT30-0AA3
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3RK2200-0CT30-0AA3
https://support.industry.siemens.com/cs/ww/nl/ps/3RK2200-0CT30-0AA3
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3RK2200-0CT30-0AA3&lang=en
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