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RS PRO Brass Hex Standoff 
Female/Female 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 Metric threaded non-
insulating spacers

 Nickel plated brass

 Hexagonal body

 M2 x M2 / M3 x M3 /
M4 x M4

 10pcs/Poly Bag

 RoHS ✔

 REACH ✔

FEATURES 
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 RS Pro non-insulating spacer made of nickel plated brass, has a hexagonal body. The
spacer features M2 x M2 / M3 x M3 / M4 x M4 female metric threading. 

 10pcs/Poly Bag

 RoHS ✔ REACH ✔ 

Specifications ±0.1mm 

RS No. Material Finish L H D Hole(A/B) 

 2240365 

Brass 
Nickel 

Plated 

5 

4 M2 

5 

 2240361 10 10 

 2240362 15 5 5 

 2240363 20 5 5 

 2240364 30 5 5 

Product Description 

ATTRIBUTE 1

General Specifications 
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RS No. Material Finish L H D Hole(A/B) 

 2240381 

Brass 
Nickel 

Plated 

5 

5.5 M3 

5 

 2240371 10 10 

 2240372 15 6 6 

 2240374 20 6 6 

 2240375 25 6 6 

 2240376 30 6 6 

 2240377 35 6 6 

 2240378 40 6 6 

 2240379 45 6 6 

 22403810 50 6 6 

 2240396 

Brass 
Nickel 

Plated 

10 

7 M4 

10 

 2240397 15 15 

 2240398 25 8 8 

 2240399 35 8 8 

 2240400 50 8 8 


