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RS Part No. Thread Size Inside Diameter | Outside Diameter
189620 M3 5.5mm mm
189636 M4 4.3mm 9mm
189642 M5 5.3mm 10mm
189658 M6 6.4mm 12.5mm
527369 L ES 3.2mm mm
527381 M4 4.3mm 9mm
527397 M5 5.3mm 10mm
527404 Mb 6.4mm 12.5mm
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	不锈钢普通垫圈、厚度 0.5mm 、 M3 （ a 型）、 A2 304

