ITEM | QTY PART NUMBER PART DESCRIPTION REV. _ DESCRIPTION DATE | APPROVED
1 1| H-101C T-1 (3mm) LED Holder 90° Mount, Single-Station L | Snaineerng Recase. 08/08/06] M. C.
. 04/13/09] T.Y.
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Recommended Mounting Holes
LED Chip Absolute Maximum Ratings EIectrs/—fOpticaI Data @ 2|0mA Viewing
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Part No. Vatorial Pt | Ermited Cojor | -E AAPPEAANce Ax | Pd If |Peak If (V) (mcd) oo
ateria Ap(nm) (nm) | (mW) | (mA) | (mA) Typ. Max. Typ.
3SGC-S GaP/GaP 568 SUPER GREEN| WATER CLEAR - 80 30 | 150 2.1 2.8 50 30
— (o]
ABSOLUTE MAXIMUM RATINGS (Ta = 25°C) SETEEE T BIVAIR
REVERSE VOLTAGE 5V M o 4 THOMAS, TRVINE, CA. 92618
_ XX +.02 - TEL: (949) 951-8808 FAX: (949) 951-3974
REVERSE CURRENT ( VR=3V) 100pA X £ 010 g TITLE: _ T-1 (3mm) 90° Single-Level
OPERATING TEMPERATURE RANGE 25°C ~ 85°C T A — LED Assembly_
STORAGE TEMPERATURE -30°C ~ 100°C Sonny Dam 08/08/06 H101CSGC B
LEAD SOLDERING TEMPERATURE (1/16" FROM BODY) _____ 260°C for 5 Seconds CHECKED: DATE CAGE CODE : 32559 | SHEET# 1 OF 1
T' Yln 08/08/06 CAD GENERATED DOCUMENT, DO NOT MEASURE DRAWING.




