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Stud Replacement

— Size Stock Number
0.5to 1.5 mm2 Red M4 613-9249
1.5to0 2.5 mm2 Blue M4 613-9508
1.5to 2.5 mm2 Blue MBS 613-9312

dtobmm2 Yellow M6 £13-9413 |

0.5t0 1.5 mm2 Red M4 613-9479
1.5t0 2.5 mm2 Blue Ma 613-9435

MAXIMUM ELECTRIC CURRENT:
AWG.|[12]10
AMP. |35 50

MAXIMUM ELECTRICAL RATING: 105°C 600 VOLTS MAX.
INSULATION MATERIAL: VINYL

INSULATION COLOR: 12-10AW.G. YELLOW
TERMINAL MATERIAL: COPPER

WIRE ITEM NO. STUD SIZE DIMENSION inch(mm)

ﬂ:‘,? BUTTED d2 wil E [ El[l [ e | a7
o= SEAM

mim ; :

ﬁ,jf’, 613-9413 1/4|0.252/0.472|0.413|1.161|0.512|0.252|0.134|0.039

46 64 | 12 |105|295| 13 (6.400| 34 | 1

mm<
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	rs pro 绝缘环形接线端子、 M6 螺柱尺寸 RS 4mm² Pro ² 到 6mm² ² 电线尺寸、黄色 Terminal

