NOTES:
1. ELECTRICAL:

1.1 CONTACT CAPACITY: 1 A @ 120 VAC, GENERAL PURPOSE.

1.2 CONTACT RESISTANCE 3 OHMS MAX.

2. OPERATE:

2.1 TIP OVER ANGLE 45 DEG. = 10 DEG.

2.2 OPERATING TEMPERATURE -37 DEG. C TO 100 DEG. C.

3. EXTERNAL FINISH:
3.1 TIN PLATED.

NORMALLY
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