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RS PRO Cylindrical Anti-Vibration Foot 
Female Mount 

RS Stock No.: 126-3934 

RS PRO Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 
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The RS PRO Cylindrical Anti-Vibration Foot Female Mount is a flat foot anti-vibration 
mount made from a natural rubber designed to be simple and economical. The anti-
vibration mount achieves high vibration damping in both shear and compression. 

 

  

 

Anti-Vibration Mount Type Female Buffer Foot 
Thread Size M10 
Diameter 40 mm 
Foot Height 25 mm 
Overall Height 25 mm 
Static Load Capacity 86.4 kg 
Mounting Type Screw-in 
Metalwork Stainless Steel 
Shore Hardness 55 Shore A 
Foot Shape Cylindrical 
Compression Deflection 2 mm 
Maximum Operation Temperature +100°C 

 

 

Metal Type Rubber Hardness D H G x B Max. Compression 
Load 

Stainless Steel 
Grade 316 

Natural Rubber 55 Shore A 40 mm 25 mm M10 x 10 mm 86.4 kg 

 

General Specifications 

Product Description 
ATTRIBUTE 1 


