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RS PRO Green Indicator, 24 
V dc, 22mm Mounting Hole 

Size, Lead Wires 
Termination, IP67        

RS Stock No.: 123-2428             

 

 

 

 

 

 

 

 

 

 

 

    

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Voltage of 24 V dc 
 

• Green indicator light 
 

• 22mm mounting 
hole 
 

• LED (light-emitting 
diode) 
 

• Lamp size of 18 mm 
 

• Lead wire 
termination 
 

• IP67 so dirt- and 
water-resistant 
 

• Flush bezel 
 

• Metallic (stainless 
steel) 
 

• Current rating of 
40mA 
 

• Intensity of 465 mcd 
(millicandela) when 
prominent and 800 
mcd when flush 
 

• Length of 24.5 mm 
 

• Coloured diffused 
epoxy lens or water 
clear super bright 
LEDs  

FEATURES 
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If you need a signal that's clearly visible at both day and night, consider this bright LED, 22 mm, 24 V 
DC green indicator from RS PRO. The unit consists of an LED bulb with an 18 mm green epoxy lens 
and a flush stainless steel bezel. You'll find this type of device in industrial environments such as food 
processing and transportation. 
 
Providing 245 mcd (millicandela) (prominent) and 980 (flush) of luminosity, the lamp offers ample 
illumination. It measures 24.5 mm long and has lead wire terminations. LED bulbs like these are made 
to be durable and energy-efficient, so you'll find it to be long-lasting. The pack includes a fixing nut and 
spring washer so you can install it easily.                           

 

 

 

Light Output Colour Green 
Lamp Type LED 
Termination Type Lead Wires (Rear Epoxy Wires)  
Type Panel Mount 
Bezel Style Chamfer 
Bezel Colour Metallic (Stainless Steel) 
Intensity 980 mcd (Flush), 245 mcd (Prominent) 
Type of Illumination Fixed Light 
LED Colour Super Bright Green 
Viewing Angle 30°–100° (dependant on model) 
Life Expectancy 100,000 hours 

Applications Industrial settings, including the food processing, 
transportation and marine industries 

   

 

 

Voltage Rating 24VDC 
Current Rating 40mA 

 

 

 

Product Description 

General Specifications 

Electrical Specifications 
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Mounting Hole Size 22mm 
Length 24.5mm 
Shape Round 
Lamp Size 18mm 

 

 

 

Temperature Rating -40°C to 85°C 
  

 

 

IP Rating  IP67 
 

 

 

Compliance/Certifications RoHS Compliant 
       

    

Mechanical Specifications 

Protection Category 

Approvals 

Operation Environment Specifications 
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