MEDICAL LAMPS FOR MICROSCOPY AND MICROPRO!ECTION

CODE STOCK Cope Temp. Cout.  Flux DiMeENsIoNs Ll Dim. FitaM.  DUREE DE VIE
PART Numpgr  REFERENCE ANS/ Vous  WATS oy luwens Dxliwv) A(ms) LxHw AC Lre
130236  H 64657 OS 24 250 3200 8400 135x55 33  70x35 300
131929 H 164657 DEP (1) 24 250 3200 - 135x55 33 70x35 300
GY6,35

130113 H 64440 OS 12 50 3000 950 12x44 30  52x16 2000
132113 H 164440 AX* 12 5 3000 950 12x44 30 - 2 000
130213 H 164625 FCRAI/215 12 100 3400 3400 115x44 30  42x23 50
130211 H6462508  FR 12 100 3400 3400 11,5x44 30 42x23 50
130090  H 64623 EVA M28 12 100 3200 2800 11,5x44 30  47x27 2000
130680  H64623PH  EVA/M28 12 100 3200 2800 11,5x44 30  47x27 2000
GZ6,35

132134  H62138 12 100 11 x39 50

* Filament axial / Axial filament.
(1) Version satinée / Frosted type.
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%MN% REFERENCE Vorrs MA WarTs f&’fms %ﬁf YiE
111260 E 3649 1,2 220 0,26 0,8 10
“ 111265 E 3647 2,2 180 0,39 2,9 10
Q 111270 E 3651 2,2 250 0,55 43 10
S 111273 E 3622 2,2 300 0,66 51 10
S 111376 E 3656 2,2 400 0,88 7,4 10
~ 111275 E 3643 2,5 200 0,5 43 10
! 1277 E 3648 2,5 300 0,75 6,5 10
B 111378 E 3663 33 300 1,00 9,3 10
& 111290 E 3644 37 300 10 10,7 10

Third parties trademarks are mentioned in this catalogue when reference thereto is necessary to inform customers about the intended
use of products sold by Orbitec. These trademarks remain the property of the manufacturers concerned.




