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Power pack with corners and edaes
IP 44 cable drum
KA 3100, KA 3200, KA 5100, KA 3110, KA 3210, KA 5110
Technical highlights

» For indoor and outdoor use, IP44

» Remarkably shockproof, impact resistant, robust casing and drum
material

e Convenient standby indicator on plug socket

» Practical plug storage compartments on all four sides within the cable
drum casing

e Drum brake for reliable drum immobilisation also during transportation

e Four robust carry handles

» Overheating protection to protect against overheating and overloading

e 4 splash-proof Schuko sockets with self-closing lids MADEIN

. R GERMANY /
» Cold resistance up to -25°C ~~
» Large, robust collapsible turning handle

»  Extra-robust plug ﬂ
»  BREMAXX-PUR cable: extremely resistant to abrasion, resistant to ‘ e j
overrunning, extremely cut and tear resistant, resistant to acid and oil GARANTIE /
* RN cable: very robust and oil-resistant J,,,eqnensw“\s?‘"
Technical data

Type designation KA 3100 Type designation KA 3200
Item Number 9201330100 Item Number 9202330100
EAN 4007123637485 EAN 4007123637492
Cable length 33m Cable length 33m
Cable designation HO7RN-F 3G1.5 Cable designation HO7RN-F 3G2.5
Cable colour black Cable colour black
Nominal voltage 230V Nominal voltage 230V
wound up nominal voltage | 1000 W wound up nominal voltage | 1000 W
unwound nominal voltage 3000 W unwound nominal voltage 3000 W
IP class 1P44 IP class P44
Protection class Il Protection class Il
Dimensions 22.50x37x37 cm Dimensions 22.50x37x37 cm
Weight 8 kg Weight 9.98 kg
Packaged unit 1 Packaged unit 1
Manufacturer Guarantee 5 years Manufacturer Guarantee 5 years
Available: From August 2016 Available: From August 2016
Type designation KA 5100 Type designation KA 3110
Item Number 9201500 100 Item Number 9201330200
EAN 4007123637508 EAN 4007123637515
Cable length 50m Cable length 33m
Cable designation HO7RN-F 3G1.5 Cable designation HO7BQ-F 3G1.5
Cable colour black Cable colour orange
Nominal voltage 230V Nominal voltage 230V
wound up nominal voltage | 1000 W wound up nominal voltage | 1000 W
unwound nominal voltage 3000 W unwound nominal voltage 3000 W
IP class IP44 IP class IP44
Protection class Il Protection class Il
Dimensions 22.50x37x37 cm Dimensions 22.50x37x37 cm
Weight 9.54 kg Weight 6.34 kg
Packaged unit 1 Packaged unit 1
Manufacturer Guarantee 5 years Manufacturer Guarantee 5 years
Available: From August 2016 Available: From August 2016
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Type designation KA 3210 Type designation KA 5110
Item Number 920 233 0 200 Item Number 920 150 0 200
EAN 4007123637522 EAN 4007123637539
Cable length 33m Cable length 50m

Cable designation HO7BQ-F 3G2.5 Cable designation HO7BQ-F 3G1.5
Cable colour orange Cable colour orange

Nominal voltage 230V Nominal voltage 230V

wound up nominal voltage | 1000 W wound up nominal voltage | 1000 W

unwound nominal voltage 3000 W unwound nominal voltage 3000 W

IP class IP44 IP class P44

Protection class Il Protection class Il

Dimensions 22.50x37x37 cm Dimensions 22.50x37x37 cm
Weight 7.92 kg Weight 8.06 kg
Packaged unit 1 Packaged unit 1

Manufacturer Guarantee 5 years Manufacturer Guarantee 5 years

Available: From August 2016 Available: From August 2016




