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227 - Standard taps

Standards:
NF ISO 529, NFEN 22857, ISO
529, ISO 2857
Description:
● HSS steel.
● 227.T3: Set of 3 taps (taper, second
and bottoming).
● 227.T2: Set of 2 taps (taper and
bottoming).
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Diameter D1 [mm] Diameter
D2 [mm]

Length
L
[mm]

Length
L1
[mm]

CONTENT
SET ["]

Weight
[g]

227.10X150T2 10.0 8.0 80.0 1.5 x 2 70.0
227.10X150T3 10.0 8.0 80.0 1.5 x 3 140.0
227.12X175T2 12.0 7.1 89.0 1.75 x 2 80.0
227.12X175T3 12.0 7.1 89.0 1.75 x 3 150.0
227.14X200T3 14.0 9.0 95.0 2.0 x 3 240.0
227.16X200T3 16.0 10.0 102.0 2.0 x 3 305.0
227.20X250T3 20.0 11.2 112.0 2.5 x 3 490.0
227.3X50T2 3.0 2.5 48.0 0.5 x 2 10.0
227.3X50T3 3.0 2.5 48.0 0.5 x 3 20.0
227.4X70T2 4.0 3.15 53.0 0.7 x 2 10.0
227.4X70T3 4.0 3.15 53.0 0.7 x 3 25.0
227.5X80T2 5.0 4.0 58.0 0.8 x 2 15.0
227.5X80T3 5.0 4.0 58.0 0.8 x 3 40.0
227.6X100T2 6.0 5.0 66.0 1.0 x 2 25.0
227.6X100T3 6.0 5.0 66.0 1.0 x 3 50.0
227.7X100T2 7.0 5.6 66.0 1.0 x 2 45.0
227.7X100T3 7.0 5.6 66.0 1.0 x 3 60.0
227.8X125T2 8.0 6.3 72.0 1.25 x 2 60.0
227.8X125T3 8.0 6.3 72.0 1.25 x 3 85.0
227.9X125T3 9.0 7.1 72.0 1.25 x 3 100.0


