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ITEM COMPONENT MATRIAL FINISH COLOR CODE: 0.2
1 REC SHELL BRASS NICKEL PLATED 1 BROWN 0156 O
~-02
2 INSERT PA BLACK 2 WHITE ,
3 CONTACT BRASS / GOLD Cuzn Ni/ Au 3 BLUE ! )
4 WIRES COPPER/PVC NONE 4 BLACK /
5 O-RING NBR BLACK
6 POTTING MATERIAL EPOXY NONE
POL MATERIAL NO. ENGINEERING NO. FINISHED LENGTH
4 1200845103 WR4J26E03C3003 300 +10
VOLTAGE RATING: 250 VAC / VDC
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