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Tip Size Tip Temp
Model Power @ mm ©
KD-15 15W 3.5 320
KD-25 25W -4 380
KD-30 30w 4 430
KD-40 40W 5 470
KD-60 60W 6 500
KD-80 aow 7 530
KD-100 100W 8 560
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