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PRODUCT DESCRIPTION CODE
[OT31931-YXAXLE

_[_ROHS COMPATIBLE, S
PACKAGING @ "A"

HUH

PLATING

| = 0.76 ym GOLD ON CONTACT AREA  |OTAL NUMBER OF PO

2.54um MIN MATTE TIN ON TAIL

2 = 0.38um GOLD ON CONTACT AREA
2.54um MIN MATTE TIN ON TAIL

3= 0.20um GOLD ON CONTACT AREA
2.54um MIN MATTE TIN ON TAIL

4 = 0.76 um GXT ON CONTACT AREA
2.54um MIN MATTE TIN ON TAIL

5 = 0.38um GXT ON CONTACT AREA
2.54um MIN MATTE TIN ON TAIL

6 = 0.20um GXT ON CONTACT AREA
2.54yum MIN MATTE TIN ON TAIL

9 = 2.54um MIN MATTE TIN FULL PLATED
. 27Tum NICKEL MIN UNDERLAYER

NOTES

|- MATERIAL
HOUSING : HIGH TEMPERATURE GLASS FILLED FLAME
RETARDANT PER UL 94 V-0
TERMINAL: COPPER ALLOY

2= TO DETERMINE DIMENSIONS
N = NUMBER OF POSITIONS PER ROW
EXAMPLE : 8 POS Nox 2 = [6mm
UP TO N = 12 TOLERANCE

FROM N 13 TOLERANCE
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3 - RoHS COMPATIBLE PRODUCT SPECIFICATIONS

a - PLATING :

"LF"  MEANS THE PRODUCT IS LEAD-FREE, Z2pm MINIMUM
TIN OVER [.27um MINIMUM NICKEL UNDERPLATE

b - MANUFACTURING PROCESS COMPATIBILITY

THE HOUSING WILL WITHSTAND EXPOSURE TO 260°C PEAK

TEMPERATURE FOR 30 SECONDS MAX IN A CONVECTION, INFRA-RED

OR VAPOR PHASE OR REFLOW OVEN
¢ - LABELLING :
MEETS PACKAGING SPECS AS PER GS-14-920
d - LEGAL STATEMENT : SEE 6S-47-0004
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