
G3210, NS150x36 -30...+50°C L1=63 G 1/2 B
Machine glass thermometer
Item number: 3502481

Quantity: 1 pcs.

Order code: G3210  -E-CCB-HD-1E063M-ZZ-1ZZ

Overview: G3210, NS150x36 -30...+50°C L1=63 G 1/2 B
Stem material: copper alloy
*WIKA*

Details: Machine glass thermometer
Specifications according to data sheet: TM 32.02
Limit of error: per DIN 16 195
Case: V-förmig Aluminium
Case colour: brass colour anodised
Model: G 3210, nominal size 150 x 36, straight design
Unit: °C
Scale range: -30 °C ... +50 °C
Process conncetion: G 1/2 B
Insertion length L1: 63 mm
Stem material: copper alloy
Manufacturer logo: *WIKA*
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