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RS PRO 25 Way Panel Mount 

D-sub Connector Plug, 
2.77mm Pitch 
RS Stock No.: 482-799             

 

 

 

 

 

 

 

 

 

 

 

    

 

  RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Highly reliability and 
high performance 

 

•  Zinc plated steel 
shell with yellow 
chromate finish 

 

•  Gold plated pin 
machined contacts 
for precision 
performance 

 

•  Monoblock green 
diallyl phthalate 
insulator for 
improved electrical 
performance 

 

•  Flanges for screw 
mounting to a panel 

 

•  Solder cups for 
simple wire 
termination 

 

FEATURES 
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From RS PRO a durable, highly reliable D-Subminiature connector designed for use in environments 
where high reliability is key. This connector has a steel shell and a diallyl phthalate insulator. Diallyl 
phthalate is a type of plastic which has good electrical properties, high heat resistance, good 
dimensional stability and high strength. The qualities of this material enhance the electrical 
performance of the connector. This connector is a commercial version of M24308 military connectors.  

 

 

 

Number Of Contacts 25 
Gender Male 
Body Orientation Straight 
Mounting Type Panel Mount 
D Connector Standard D-Sub 
D-Sub Shell Size B 
Termination Method Solder 
Housing Material Steel 
Dimensions 53.04mm x 10.82mm x 12.55mm 
Contact Material Brass 
Contact Plating Gold over Nickel 

Application 

Computers, monitors and scanners, Networking and 
communications equipment; Data processing 
equipment, Industrial equipment, Test and 
measurement instrumentation, Remote Sensors and 
data loggers, Portable electric generation equipment 

Shock 50G peak per MIL-STD-202, Method 213, Condition G 

Vibration 12 cycles in three perpendicular directions @ 10-
2000Hz, per MILSTD-202, Method 204, Condition D 

Moisture Resistance 90-95% relative humidity @ 40°C for 96 hours per MIL-
STD-202, Method 103 

Durability 500 Mating Cycles 
Material Flammability Rating UL94 V-0 

 

Product Description  

General Specifications 



D Sub Connectors 

Page 3 of 6 RS Components – Buy this product from https://uk.rs-online.com/ 

 

 

 

Current Rating 5.0A 
Voltage Rating 750V 
Contact Resistance 2.7 milliohms maximum 

Insulation Resistance 5000 megohms maximum (initial); 1000 megohms 
(minimum) after environmental testing 

Dielectric Withstand Voltage 1250VAC/RMS 
 

     

 

Pitch 2.77mm 
Length 53.04mm 
Width 10.82mm 
Depth 12.55mm 
Individual Contact 0.7 oz./12 oz. 

 

 

 

Maximum Operating Temperature +125°C 
Minimum Operating Temperature -65°C 

 

 

 

Compliance/Certifications UL 94V-0 / 2011/65/EU and 2015/863                            
 

 

Mechanical Specifications 

Approvals 

Electrical Specifications 

Operation Environment Specifications 
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