
JOINT WASHER 20MM
EXFM04

Extended Product Type EXFM04

Product ID 7TCA297150R0037

EAN 5011949011304

Catalog Description JOINT WASHER 20MM

Long Description
Sealing Joint Washer, M20 Metric Thread, Outside Diameter 26 Millimeters, Thickness

1.6 Millimeters, Nylon

General Information

PRODUCT-DETAILS

Additional Information
Used for Sealing Conduit SystemsApplication

Sealing Joint WasherProduct Type

Ordering
5011949011304EAN

786210287317UPC

3926909985Customs Tariff Number

Dimensions
1.6 mmThickness



Technical
0Number of Batteries

YellowColor

NylonMaterial

Environmental
Product Not in WEEE ScopeWEEE Category

Container Information
25 piecePackage Level 1 Units

7.48 in
 
190 mm

Package Level 1 Height

11.41 in
 
290 mm

Package Level 1 Depth /
Length

12.99 in
 
330 mm

Package Level 1 Width

Certificates and Declarations (Document Number)
EXFM04Data Sheet, Technical

Information

EXFM04Instructions and
Manuals

9AKK107492A9617Declaration of
Conformity - CE

9AKK107992A8994RoHS Information

9AKK107992A8994RoHS Date

9AKK107992A8994REACH Declaration

Classifications
EC001181 - Sealing ringETIM 8

31161818UNSPSC

Low Voltage Products and Systems  → Installation Products  → Cable Protection, Explosion Proof and Lighting  → Flexible Cable
Protection Systems

Categories

2EXFM04



3EXFM04


