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PRODUCT

Information

MODEL 9320

5 A voltage regulated switch mode power supply,
designed for mobile telephones and other radio

communications equipment,
Mascot AS

P.O. Box 177

N-1601 Fredrikstad
Phone +47 69 36 43 00
Telefax +47 69 32 94 33

This model is a renewal of our bestselling product -
model 8620. Itis smaller and more compact, and the
new design includes a new printed circuit layout. This
model is also available in several voltage versions.

Technical specifications
- 12 V version:

Input voltage:

Output voltage:
Max output power:
Load current:
Load regulation:
Line regulation:
Svitch frequency:
Temperature range:
Ripple:
EMC-standards:
Efficiency:
Protection:
Insulation:
Insulation voltage:
Standard:

Mains connection:
Terminals:
Indicator:
Dimensions:
Weight:

Others:

Survey of voltage versions on the reverse.

230 V AC 50/60 Hz

(198 - 264 V AC / 260 - 340 V DC).

13.2 V DC regulated. Internally adjustable from 12 to 14.5 V DC
70 W continuous.

5 A continuous.

< 3% for 0 - 5A load variation at 230 V mains voltage.
< 0.6 % for + 10 % mains variation and full load.

35 kHz.

- 10°C to + 40°C.

<50 mV p-p 100 Hz, < 50 mV p-p 35 kHz.

EN 50081-1, 50082-1.

> 80 %.

Short circuit proof, overvoltage protection at output and thermal protection
Class Il (double insulated).

3000 V.

EN 60950.

Mains cable with euro plug.

Hella jack or cord.

LED on front.

130 x 87 x 46 mm.

0.4 kg.

Mounting brackets available.
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Survey of voltage versions - Model 9320

Version

Data 9V 12V 16V 24V 36V
Input voltage - (V AC) 198-264 198-264 198-264 198-264 198-264
- (v DC) 260-340 260-340 260-340 260-340 260-340
Output voltage (V DC) - nom. 9 13,2 16 24 36
- adj. 8,5-10 12-14,5 15-18,5 23-28,5 33-38
Max. output power (W) (cont.) 50 70 70 70 70
Load current (A) (cont.) 5 5 4,4 3 2
Load regulation <3% <3% <2,5% <0.5% <1,5%
Line regulation <1% <0,6% <0,6% <2% <0,5%
Temperature range (°C) -10 - +40 -10 - 440 -10 - 440 -10 - +40 -10 - 440
Switchfrekvens (kHz) 35 35 35 35 35
Ripple (mV p-p) <50/100 Hz <50/100 Hz <50/100 Hz <50/100 Hz <20/100 Hz
<50/35kHz <50/35kHz <50/35kHz <50/35kHz <20/35 kHz
EMC-standards EN 50081-1 EN 50081-1 EN 50081-1 EN 50081-1 EN 50081-1
EN 50082-1 EN 50082-1 EN 50082-1 EN 50082-1 EN 50082-1
Efficiency 75% >80% >82% >84% 84%

Protection:
- short circuit proof yes yes yes yes yes
- overvoltage protection at output yes yes yes yes yes
- tthermal protection yes yes yes yes -
Insulation Class Il Class i Class 1l Class Il Class 1
Insulation voltage (V) 3000 - : 3000 3000 3000 3000
Standard EN 60950 EN 60950 EN 60950 EN 60950 EN 60950
Indicator LED (front) LED (front) LED (front) LED ({front) LED (front)

Mains connection:
- mains cable w/

Terminals
Dimensions (mm)(LxWxH)
Weight (kg)

Others:
-mounting brackets available
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