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RS PRO 3 Tread Steel Steps 
0.67m Platform Height, Black, 

Grey                                                                                                     

RS Stock No.: 660-1139            

 

 

 

 

 

 

 

 

 

 

 

    

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Black and grey steel 
folding steps 
 

• Non-slip rubber 
treads 
 

• Smooth handrail for 
a comfortable grip 
 

• Three steps 
 

• Overall height of 
1.37 m 
 

• Platform height of 
0.67 m 
 

• Weight of 9.3 kg 

FEATURES 
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Access items in hard-to-reach areas with these steel folding steps from our RS PRO range. Black and 
grey in colour and with a comfortable handrail, use them to reach up to shelves, cupboards and 
stacking units safely. Standing on the third step, you'll get an extra 67 cm of height. These steps weigh 
9.3 kg and measure 1.37 m x 0.52 m when closed, so they're highly portable and easy to store. Their 
high-quality steel construction means they're very strong and robust. Non-slip rubber surfaces on the 
steps will keep you secure and the unit will hold up to 150 kg in weight. 

 

 

 

Number of Steps  3 

Material Rubber, Steel 

Colour Black, Grey 

Applications Retail, Warehouse, Distribution, Home, Office   

 

     

 

Overall Dimensions 1.37m x 0.52m x 1.24m 

Overall Height     1.37m 

Overall Width 0.52m 

Overall Depth 1.24m  

Working load 150Kg 

Weight 9.3kg 

   

Platform Dimensions     

Height 0.67m 

Width 0.52m 

Depth 1.24mm 

   

 

 

Product Description  

Mechanical Specifications 

General Specifications 
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Standards Met  EN-14183 

 

 

Approvals 


