PRODUCT-DETAILS

Magne 4X DYN M12-5
Magne 4X DYN M12-5 Lock

General Information

Extended Product Type
Product ID
EAN

Catalog Description

Magne 4X DYN M12-5
2TLA042022R3000
7350024480955

Magne 4X DYN M12-5 Lock

Electromagnetic lock with integrated Adam DYN for safe interlocking and M12-5

Long Description

connector. Locking with +24VDC. Holding force 1500N. Protection class IP67.
Eva actuactor and anchor plate must be ordered separately: "Eva General code" or "Eva

Unique code", "Magne Anchor 32A" or "Magne Anchor 32B".

Ordering

Minimum Order Quantity 1 piece
Customs Tariff Number 8505902999
Popular Downloads

Data Sheet, Technical 2TLC010001C0202
Information

Instructions and 2TLC172315M0201
Manuals

Marketing Video 2TLCO010018N0201

Dimensions




Magne 4X DYN M12-5

Product Net Depth / 30 mm
Length

Product Net Height 274 mm
Product Net Width 35mm
Product Net Weight 0.7kg
Technical

Degree of Protection P67
Performance Level (PL) Uptoe
Rated Control Supply 24V DC
Voltage (Us)

Certificates and Declarations (Document Number)

cUL Certificate 2TLC010012D0201
Declaration of 2TLC172262D0201
Conformity - CE

Instructions and 2TLC172315M0201
Manuals

TOV Certificate 2TLC010013D0201
Classifications

Object Classification B
Code

ETIM4 EC002593 - Position switch with interlocking
ETIM5 EC002593 - Position switch with interlocking
ETIM6 EC001769 - Permanent magnet for door locking mechanism
ETIM7 EC001769 - Permanent magnet for door locking mechanism
eClass V11.0: 27144124
UNSPSC 46171503
Categories

Low Voltage Products and Systems — Control Products — Safety Products — Safety Sensors, Switches and Locks — Magne
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