Entretoises

CARACTERISTIQU

ES

Polyvalente et facile

a installer

La conception
hexagonale permet
le serrage a l'aide
d'uneclé

Verrouiller le circuit
imprimé en place

Matériau en acier
doux pour une
résistance
mécanique et une
résistance a haute
température
Environnements

Placage en nickel
pour larésistance a
la corrosion

Entretoise hexagonale en
acier male/femelle de RS Pro,
60 mm, M6 x M6

Les produits homologués par RS vous apportent des piéces de
qualité professionnelle dans toutes les catégories de produits.
Notre gamme de produits a été testée par des ingénieurs et fournit
une qualité comparable aux plus grandes marques sans avoir a
payer un prix élevé.
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Description du produit

Gamme d'entretoises de forme hexagonale robustes et de haute qualité de RS PRO, fabriquées en
acier doux zingué avec un filetage interne métrique ou un goujon fileté a chaque extrémité. Ces
entretoises polyvalentes sont congues pour monter en toute sécurité votre circuit imprimé et I'élever a
partir d'autres composants tels que l'intérieur d'un chéssis d'ordinateur ou d'un autre circuit imprimé.
Elles sont également idéales pour augmenter l'espace autour des composants, permettant ainsi la
circulation de I'air lorsque I'équipement est chaud. Ces entretoises sont disponibles dans une large

gamme de hauteurs et de tailles de filetages différentes pour s'adapter a une large gamme
d'applications de circuit imprimé.

Caractéristiques

Type de genre Male/Femelle
Matériau Acier

Forme du corps Hexagonal
Finition Plague en nickel
Placage Nickel

Electronique grand public, machines de bureau,

Application Datacom et équipement de télécommunications.

Spécifications mécaniques

Longueur du corps 60mm
Taille du filetage M6 x M6
Longueur de goujon 10 mm
Taille de filetage A M6

Taille de filetage B M6

Taille hexagonale sur méplat 10 mm
Profondeur de trou 15mm
Taille de filetage interne 10 mm
Conformité/certifications EN61340
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RS Article Description Matarial Plating P1 ]| P2 | P3 L
BOGET14 Brass Hex Threaded Spacer M4x10mm M/F 7 85 10
BOGET18 Brass Hex Threaded Spacer Mdx12mm MF 8 10 12
BOGET27 Brass Hex Threaded Spacer M4x15mm M/F 10 | 13 15
BOGET20 Brass Hex Threaded Spacer M4x20mm MF 10 | 15 20
BOGET24 Brass Hex Threaded Spacer M4x25mm M/F ) 10 | 15 25

Brass Mickel &
8066733 Brass Hex Threaded Spacer M4x30mm M/F 10 15 30
BOGET 36 Brass Hex Threaded Spacer Mdx35mm M/IF 10 15 35
BOGET 30 Brass Hex Threaded Spacer Mdx40mm MIF 10 15 40
BOBET40 Brass Hex Threaded Spacer Mdx45mm MIF 10 15 45
BOBET42 Brass Hex Threaded Spacer Md4x50mm M/F 10 15 50
BOGEG32 Brass Hex. Threaded Spacer MSx10mm 7 85 10
BOGEE3S Brass Hex. Threaded Spacer M5x15mm 10 | 13 15
BOGEE39 Brass Hex. Threaded Spacer MSx20mm 10 | 15 20
BOGE648 Brass Hex. Threaded Spacer MSx25mm 10 15 25
BOGEES1 Brass Hex. Threaded Spacer MSx30mm ) 10 | 15 30

Brass Micke| &
B066645 Brass Hex. Threaded Spacer MSx35mm 10 15 35
BOG6E654 Brass Hex. Threaded Spacer MSx40mm 10 15 40
BOGEEST Brass Hex. Threaded Spacer MSx45mm 10 15 45
B0EEE51 Brass Hex. Threaded Spacer M5xS0mm 10 15 50
BOGERED Brass Hex. Threaded Spacer M5xE0mm 10 15 i)
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RS Article Description Matarial Plating H D P1 P2 P3 L
BOGEEES Steel Hex. Threaded Spacer MEx15mm 10 12 15
BOGEEET Steel Hex. Threaded Spacer MEx20mm 10 12 20
BOBEETE Steel Hex. Threaded Spacer MEx25mm 10 15 25
BOGEETY Steel Hex. Threaded Spacer MEx30mm 10 15 30
BOGBET3 Steal Hax. Threaded Spacer MEx35mm Steel Mickel 10 M& 10 10 15 35
BOBEEEZ Steel Hex. Threaded Spacer M&x40mm 10 15 40
B06GE85 Steel Hex. Threaded Spacer MGx4 5mim 10 15 45
A06EGED Steel Hex. Threaded Spacer MExS0mm 10 15 50
BOGEES9E Steel Hex. Threaded Spacer ME&x55mm 10 15 55
BO66691 Steel Hex. Threaded Spacer MGx60mm 10 15 &0
BOGEEOT Threaded spacer, mild steel M3x5mm,M/F 3 4.3 L
BOG65ES Threaded spacer, mild steel, M3x10mm,MF 8 B B5 10
BOBEST2 Threaded spacer, mild steel M3x15mm, MIF Zine 5 M3 & 13 15
BOG6613 Threaded spacer, mild steel M3x20mm,MF 8 15 20
B066629 Threaded spacer, mild steel M3x25mm, MF 10 10 15 25
BOGEE1T Threaded spacer, mild steal M3x30mm, MF 10 10 15 30
BOBGSTE Threaded spacer, mild steel, Mdx1 0mm,MF & 8.5 10
BO6G562 Threaded spacer. mild steel Mdax! Smm, MF & & 13 15
8066575 Threaded spacer, mild steel, Mdx20mm, MF Zinc T M4 ] 15 20
BOGEE04 Threaded spacer, mild steel, Mdx25mm, MF 10 10 15 25
B066590 Threaded spacer. mild steel Mdx30mm, MF 10 10 15 30

M:s Description Material Plating H D Hole(A/B) L
cla
BOGEESS Brass Hex Threaded Spacer Mdx30mm Female 10 10 30
BOGETOS Brass Hex Threaded Spacer Mdx35mm Female 10 10 a5
BOGETOE Brass Hex Threaded Spacer Mdx40mm Female Brass Mickel ¥ M4 10 10 40
BOGETO2 Brass Hex Threaded Spacer Mdx45mm Female 10 10 45
BOGET 1 Brass Hex Threaded Spacer Mdx50mm Female 10 10 50
BOGEE01 Threaded spacer, mild steel M3x5mm F/F 5 5
BOGESST Threaded spacer, mild steel M3x10mm.FIF 10 10
BOGESEY Threaded spacer, mild steel M3x15mm.FIF Sionl Zine 5 M3 10 10 15
BOGESET Threaded spacer, mild steel M3x20mm.FIF 10 10 20
BOGEEZS Threaded spacer, mild steel M3x25mm F/F 10 10 25
BOGEE10 Threaded spacer, mild steel M3x30mm.FIF 10 10 30
BOGGS6E Threaded spacer, mild steel Mdx10mm, F/F 10 10
BOGESSN Threaded spacer, mild steel Mdx15mm.FIF 10 10 15
BOBES5E9 Threaded spacer, mild steel M4x20mm, F/F Steel Zinc T M4 10 10 20
BOGESS4 Threaded spacer, mild steel Mdx25mm.FIF 10 10 25
BOGEE2E Threaded spacer, mild steel Mdx30mm,F/F 10 10 30
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