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TURCK
Level Sensors - Capacitive
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34 mm - Embeddable, Terminal Chamber BC15-K34SR-VN4X2 M2502128 Comp. Outputs 15 23

4-Wire DC
NPN

BC15-K34SR-VP4X2 M2502129 Comp. Outputs 15 23

4-Wire DC
PNP

BC15-K34SR-FZ3X2 M2310009 Prog. Outputs 15 23

2-Wire AC

40 mm - Embeddable, Terminal Chamber BC20-K40SR-VN4X2 M2510100 Comp. Outputs 20 30

4-Wire DC
NPN

BC20-K40SR-VP4X2 M2510000 Comp. Outputs 20 30

4-Wire DC
PNP

BC20-K40SR-FZ3X2 M2310300 Prog. Outputs 20 30

2-Wire AC



TURCK Inc. 3000 Campus Drive  Minneapolis, MN 55441   Application Support: 1-800-544-7769 Fax: (763) 553-0708 www.turck.com D46

Industrial
Automation

C
AP

AC
IT

IV
E

Voltage Sw
itc

hi
ng

Fr
eq

. (
H

z)
O

pe
ra

tin
g

Cu
rr

en
t (

m
A)

O
pe

ra
tin

g
Te

m
p.

(°C
)

Pr
ot

ec
tio

n
Cl

as
s

H
ou

si
ng

En
d

Ca
p

Po
w

er
LE

D
O

ut
pu

t L
ED

M
at

in
g

Co
rd

se
t

W
iri

ng
D

ia
gr

am
#

Wiring Diagrams

10-65 VDC

100 ≤200 -25 to +70 IP 67 PBT-GF30-V0 ABS GN YE - - - - 1

10-65 VDC

100 ≤200 -25 to +70 IP 67 PBT-GF30-V0 ABS GN YE - - - - 2

20-250 VAC

20 ≤500 -25 to +70 IP 67 PBT-GF30-V0 ABS GN YE - - - - 3

10-65 VDC

100 ≤200 -25 to +70 IP 67 ABS ABS GN YE - - - - 1

10-65 VDC

100 ≤200 -25 to +70 IP 67 ABS ABS GN YE - - - - 2

20-250 VAC

20 ≤500 -25 to +70 IP 67 ABS ABS GN YE - - - - 3

Diagram 1

Diagram 3

Diagram 2




