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PC card drilling dimensions(after plating)

(thickness 1.60+0.20mm)

Pitch 2.76(shell 25-37)
Piteh 2.74(sholl 09-15)
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6.00 ! TIN LEAD PART NUMBER
' SHELL | A+0.38] B0.12] C+0.10] D+3-25] E+0.07] PART NUMBER
09 30.81]24.88|16.96| 16.739] 10.396 |DOSP24A.GX00
15 39.14]33.32|25.18]25.12]13.18 |D15P24A.GX00
— 25 |53.03]47.04[39.12]38.84 | 33.12 [D25P24A.GX00
é . 37 |69.32|63.50|55.68[55.30 | 49.68 |D37P24A.GX00
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™ ol Protection: 4 --> flash AU
6 --> 0.76u AU
LEAD FREE PART NUMBER
SHELL | A+0.38] B+0.12[ C+0.10] D+2-25] E+0.07| PART NUMBER
09 |30.81[24.99]16.96] 16.79 | 10.96 |DOSP24A.GXO0O0LF
15 ]39.14]33.32]25.18[25.12] 19.18 [D15P24A.6X00LF
25 |53.03[47.04]39.12|38.84 | 33.12 [D25P24A.GX00LF
37 |69.32|63.50|55.68]55.30 | 49.68 |D37P24A.GX00LF

Protection:

4 —-> flash AU

6 -——> 0.76p AU

GENERAL CHARACTERISTICS AND ROHS INFORMATIONS: |
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