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ITEM PARTS MATERIAL

1 BODY ASTM A351-CFBM

2 RETAINER ASTM A351-CFEM

3 BODY SEAL PTFE

4 BALL ASTM A351-CF&M

5 BALL SEAT PTFE / RTFE

6 STEM ASTM A276-316

7 FLAT WASHER AISI 304

8 SPRING WASHER AlSI 304
9 STEM NUT AISI 304

10 THRUST WASHER PTEE

11 PACKING PTFE

12 HANDLE STAINLESS STEEL

STAINLESS STEEL
13 LATCH LOCK STAINLESS STEEL
14 HANDLE SLEEVE PVC
DN d L L1 H H1 w S Torgue [N-m) Weight (kg)
8 5 a3 20 38 17 61.7 3 0.8 01
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