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E-mail for a technical inquiry. th@hozan.co.jp

P-56 PLIERS WITH SIDE CUTTER

■Max. cutting capacity：P-56-150 3.3mm Dia. copper wire
P-56-175 3.5mm Dia. copper wire

■Hardness：HRC61(cutting section)
■Weight：P-56-150 205g

P-56-175 290g

P-56-150�
P-56-175

Part No. Max. cutting capacityA Weight
g

P-43-150 165

185

210

3.3mm Dia.

copper wire

P-43-175

P-43-200

3.5mm Dia.

copper wire

4mm Dia.

copper wire

B

23

25

27

C

48

50

51

D

12.5

13.5

14.5

E

5.5

6.5

7.5

F

27

30

35

G

12.5

14

14

205

275

365

■電気工事士技能試験について・・・�

第1／2種電気工事士資格の技能試験に必要な工具は、�
主催者が定める「指定工具」以外に電動工具を除き�
一般工具の使用が平成15年度から認められました。�

「指定工具」のセットとして、88ページのS-59をご用意しています。�
もちろん単品でもご購入できます。�
そして、新たに認められた工具類は「電気工事士試験推奨」の�
マーク表記をしています。�

P-58 PLIERS WITH SIDE CUTTER & CRIMPER

P-58-175�
P-58-200

P-211Z SLIP JOINT PLIERS

■Size A：P-211Z-150  22mm�
P-211Z-200  27mm�

■Size B：P-211Z-150  9mm�
P-211Z-200  10mm�

■Weight：P-211Z-150 170g
P-211Z-200 270g

P-211Z-150�
P-211Z-200

P-245�
WATER PUMP PLIERS

P-43 PLIERS WITH SIDE CUTTER

(mm)

The serrated jaws provide for firm gripping of wire especially in electrical wiring work.

Durable sharp cutting edges for electrical wiring 

and other general work.

■Max. cutting capacity：P-58-175 3.5mm Dia. copper wire
P-58-200 4mm Dia. copper wire

■Hardness：HRC61(cutting section)
■Weight：P-58-175 290g

P-58-200 395g

These linesman pliers which have an addition feature 

for crimping wire connectors in the base of the joint.

■Hardness：HRC60

Two position slip-jaws to accommodate work pieces of various sizes and shapes.

■Size A：42mm
■Weight：350g

These pliers feature forged carbon steel 

construction and a 5 position slip joint.
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A

Molded soft plastic 

handles for a no-slip grip.

Molded soft plastic 

handles for a no-slip grip.

Crimper

Molded soft plastic 

handles for a no-slip grip.

P-211Z-150

P-43-175

P-56-175

P-58-175

N-14 WIRE CUTTER P-955 WIRE STRIPPER
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