
EN 

RS Stock No. 278-534 

Features: 
 
Finish      : Plain 
Material  : Brass 

RS Part No. Thread Size Fixing Hole Diameter Body Depth 

278534 M3 4mm 4.78mm 

278556 M4 5.6mm 7.95mm 

278562 M5 6.4mm 9.35mm 

278578 M6 8mm 12.7mm 

278584 M3 4mm  4.78mm 

278607 M4 5.6mm 7.95mm 

278629 M6 8mm 12.7mm 
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