
Marking 

Datasheet 

5Ω Protection Thermistor, 15 

Dia.x6mm 

Stock number: 1711819

Dimension 

Specifications 
Style: Disc Type Thermistor (negative temperature coefficient) 

Material Coating: Silicone 

Color Coating: green 

Material of lead: Cu, Fe, Sn 



    

 

 

 

 

 

 

 

Maximum Rating (Ambient TA= 25° C) 

 

Electrical Characteristics  

 

 

 



    

 

 

 

Mechanical Characteristics  

 

Reliability Test’ 

 



    

 

 

 

 

Construction Diagram 

 

 

 

 

 

 

 



    

 

 

 

 



    

 

 

 

 

 

 

 

 

 

 

 

 



    

 

 

 

Life Stress Test  

Continuous load life 

Ambient Temperature: 25 ±5° C 

Current: 6 Amps. 

Duration: 1000 Hours 

Specification: Within Max. ±25% of initial value.

 
 

 

Temperature Storage 

Ambient Temp.: 60 ±5° C 

Current: 300 Amps. 

Duration: 1000 Hours 

Specification: Within ±25% of initial value. 

 

 

 

 



    

 

 

 

 

 

 

 

Humidity 

Ambient Temp.: 45 ±5° C 

Relative Humidity: 90 ~ 95% 

Current: 300 mA on 2 min. off 6 min. 

Duration: 1000 Hours 

Specification: Within ±15% of initial value. 

 
 

Thermal Shock 

Condition: -40° C * 30Min. -> +25° C * 30Min. 

         +150° C *30Min. -> +25° C* 30Min.  

         (8 cycles) 

Specification: Within ±15% of initial value. 

 
 

 



    

 

 

 

 

 

 

 

Mechanical Characteristics Test  

⚫ Lead terminal pull strength test (on 5 devices)  

Load: 2.5 kg 

Holding time: 5±1 Sec. 

⚫ Lead terminal bend strength test (on 5 devices)  

Load: 1 kg 

Bend: 0° -> 90° -> 0°, 2 cycles 

⚫ Solderability (on 5 devices) 

Solder bath: 230 ± 5° C 

Time: 3 ± 0.5 Sec. 

Specification: The coverage of fresh solder on lead terminals were more than 95% 

⚫ Solder Heat Resistance (on 5 devices) 

Solder Bath: 350 ± 5° C 

Time: 3 ± 0.5 Sec. 

Specification: Within ± 10% of initial value. 

 

The test reports are satisfactory. 


