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N. ELEI47814CS

# Sevies Modular Timers:

TYPE APPROVAL CERTIFICATE

S.81 Mulii-fenction

%Y, muli-voltage,

Module * Bwitching ~ Switching OQutputs
Power Supply Rated current Rated voltage
12 - 240¥Wac S0/60Hz 164 250Vac 1 CO(BPDT)

{*} Al: On-delay ; DI: Interval ; SW: Simmetrical flasher (starting pulse on);
CE: On and O delay with control signal; DE: Interval with control signal on

BE: Off -delay with control signal;

B0.1% ’simu}»ﬁmcmm

Time scale: 0,1...2s, - 1...20s, 0,1...2 min, 1...20min, 0.1..2h, 1.. -24h

{7, muif:—mi:.we

Madule Switching Switching Ouiput
Power Supply Rated current Rated voltage
24 - 240Vac 50/60Hz 16A ZSGVac 1 CO (8PDT)
*Y Al: On-delay i ’
Time seale: 0,1...2s, 1...20s, 0,1.. 2mm, 1 29m;n. 02 2h i 2411
Ef} 2§ Mono-function (%), muitxww%ma
Module 0 Switching n __S'mtchmg _ Outputs
Power Supply : 'Rated current . " Rated voltage
24 - 240Vac 50/60Hz R L Y 250Vac 1 CO(SPDT)
(*) DI {nterval ' : o L '
Time scale: 8,1...2s, ZQS.- ﬂl 2 min, . 1.20min, 0,020 L2480 "
L ' 240.41 Mono-fupction (%), multi-voltage Lo
U 'Module Switching - _' 7 Bwitching - Outputs .
Power Supply Rated curr éni ' Rated voltage s
24 - 240Vac 50/60Hx }GA 250Vac 1 CO(SPBT)
(*) BE: Off-delay with centrol signal '
Time seale: ,1...2s, 1...20s, 0,1...2 min, I 20mm, G.l Zh 1...24h
8091 Ri(nm-ﬁm#:ﬂmz{ i, mlti-voliape
Module Switching - Switching . Outputs
Power Supply Rated current Rated voltage
12 - 240Vac S0/60Hx LT 16A 250Vac 1 CO(SPDT)

{*} LI: Asymmetrieal flasher (starting pulse; on} 3 LE: 'Asymmetr;ca} flasher (starting pulse on ) with control sngnai

Time scale ,1...28, 1..20s, 0,1,..2 min,: 1 Zl}mm, 0,! 20, 1..:24h
' . } 20,71 Multi-fonction £, ‘multi-voliage =
Module Switching Switching - Qutputs
Power Supply Rated current Rated voltage Solid state
24 - 240Vac S0/60H 2 - 1A 24...240Vac/de =1 NO(SPST)

("3 Al: On delay; DL Intferval; SW; Symmetrical flasher (starting pulse on); BE: Off-delay mth control sipnal;
CE: On and off delay with control signal; DE: Interval with control signal on
Time scale: §,1..,2s, 1...20s,..0,1...2 min, - 1...20min, 0,1.. 2h 1...24h

88,63 Mono-functivn

{(*L multi-voltage

Medule Switching Switching Outputs
Power Supply Rated current Rated voltage
24 - 240Vac 50/60Hz 8A 250Vac 1 CO(SPDT)
(*) BI: Power off-delay (true off-delay)
Time scale: 8,05...2s, 1...16s, B...70s, 50...180s
R8T Mono-fenction ), multi-voltage
Module Switching Switching Ouiputs
Power Supply Rated current Rated voliage
24 - 240Vac S0/60Hz B6A 250Vac 2NO (DPST)

(*} 5D: Star-delta — transfer time can be regulated
Time scale: 0,1...2s, 1...20s, 6,1,.2min, 1...20min
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TYPE APPROVAL CERTIFICATE
N. ELE147814(S

83 Series modular Timers

8361 Mubi-fanction (%), multi-veltage, 1 pole
Module Switching .. Switching Outputs
Power Supply Rated current Rated voltage
24 - 240V ne 50/60Hz 16A _ 250Vae 1 CO(SPDT)
(*} Al: On-delay ; DI: Interval; GI: Pulse delayed; SW: Simmetrical flasher (starting pulse on); WD: Watch dog ;

BE: Off -delay with control signal; CE: On and Off delay with control sigual; DE: Interval with control signal on;

Eight time scale: 0.05 .15, 0,5...10s, 0,05..;:}min, 0.5...10min, 0,05... 1k, 9,5...16h, - 0,08.,,1d, 0,5...10d
£3.82 Multi-function (%), multi-voltage, 2 pole s
Moedule Switching Switching . Output
Power Supply Rated current Rated voltage L
24 - 240Vac 30/60Hz - 124 250Vac 2 CO(DPDT)

(*) Al: On-delay; DI: Interval ; GI: Pulse delayed; SW: Simmetrical flasher (starting pulse on); WD: Watch dog ;
BE: Off —delay with control signal; CE: On and Off delay with control sz;,nai DE: Interval with cantmk signal en;
Timmg can be regulated using ext. pntentiameter, 2 timed contacts or 1 tisaed + 1 mstanmneous contact,

Eight time scale: 0.05 .. 15, 9,5, 363, 8,08, lmm, 9,5, 10min; - G,ﬂ‘i 1h, - 0,8,..10h, 005...1d, G5...10d
Lo i%"é it ”ﬁ:}ﬁmﬁamtwﬂ {*} mum«%ﬁémﬂh fpole” .
Module Smtchmg, - Switching ™ Quiputs
Power Supply Rated current Rsted vdltage x
24 - 240Vac 50/605»}? 16A 2850Vae 1CO {SPDT}
{*) AL: On-delay : I T o T S
Eight time scale: 0.05 ...is,' 0,5...16s, 0,05...1min, ~05...10min, 0,05... 1h, 0.5.. lﬁh 0,05...1d, 05...10d
e 33.21 Monb-functien (%), mulil-voliage, | pole : v
" Module Switching™ . ] Switching : {)utputs
Fower Supply Rated carrent.~ -] Rated voltage
24 - 240V ac 50/60Hz 16A " 250Vac 1 CO(SPDT)
{*) DT: Interval Snan o
Eight time scale: .05 ,..15, 0,5...10s, 0,05... 1min; 70,5...10min, 0,05.,.1h, 0.5..10h,  005...1d, 05..10d
i §3.41 Mono-function %3, snulti-valiage, 1 pole
Module Switching 000 Switching - Quiputs
" ‘Power Supply 2o Rated current- Rated voltage s
24 - 240V ac 50/60Hz U 16A 250Vac 1 CO(SPD'T)
(*) BE: Off-delay with contro} signal I e R - S
Eight fime scale: 8.05...1s,  0,5...10s, 005, Imin, " 0,5..;10min, "0,05... 1h, 05..,10h, 0,05...1d, 0,5...10d
: - 23587 Muoltt-functdon (%), muli-voltave, 7 pole :
Meodule Switching ~ Switching Outputs
Power Supply Rated current Rated voltage :
24 - 240¥Vac 50/60Hz 164 2 250Vae - 2C0PPDT)

(*Y AE: On delay with control signal;

EEa: Interval with control signal off (retriggerabie); FE: Interval with control signal

On timing step; BEp: Off-delay with control signal and pause signal; DEp: Interval mth contrel signal on and pause

signal; SHp: “shower iuamon”
Eight time scale: 0.05...1s, 05.. 103, 0,05...1min, 0,5...10min, - O.GS... 1h, 0,5...19h, 0,05...1d, 0.,5...10d
#3.62 Muolti-funetion {¥), multi-voltage, I pale
Module Switching Switching Outputs
Power Supply Rated current Rated voltage
24 - 240Vac 50/60Hz 8A 250Vac 2COOPDT)
{*) BI: Power off delay (True off delay
Time scale: 0.05...2s, 1...16s5, B...70s, 50...180s
53.82 Mono-function (%, mulii-voliage, 2 pole
Module Switching Switching Outputs
Power Supply Rated current Rated voltage
24 - 240V ac 50/60Hz 16A 250Vac 2 NO (DFST)
{*} SD: Star-Delta
Time scale: 0.05...1s, 0,5...10s, 0,05...1min, 0,5...10min, 0.05...1h, 65...10h, 0,05...id, 0,5...10d
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v FINDER Data sheets.

o General remarkS'

’E%{?E &PP @VAEL @ER’HH@A’?R
N Emwmwcg

83.91 Mone-funetion (") nuitbvoliage, 1 pule

© Module | v Switehing o oo |00 Switching - - Qutputs
CPower Supply i _._'-Rate'd current - { . “Rated voltage . L
24 - 240Vac 50/60Hz5 0 LUEAA T e 2RV T e T COHSPDTE) -

- (*) LI: Asymmetrical flasher (starting pulse :m), LE; Asymmetrical flasher (starting pulse on.) with cortrol signal

P Asymmetrical flasher {starting pulse 9ff), “PE: Asymmetrical flasher {startmg pulseoff) with control signal; B

"’i‘zme;caie 095_15, (}5 .10s, GE)S Jimin, 05__5(_}mm,_ 01}5.4_ 1h, ﬂf‘i A0h, 0,08, 1& 0,5.. }Gd

_.-_TesLab test reports-':“ ST : '
- Doc i 14510&: 146}011: 146102F 146103}? (70i4f0'3/16)

IMQ Ceruﬁcates : i o '
It '1)0(: 1} CA02 04855 ( 20I 1/02/07) CA{}Z 00540 {201'”06?06)

80 Series - Modular timers ';5';&(\;1! w12y
83 Series - Modular iimers I_E«viﬁA_(X 2033)

: Instailanon to be in accordance wn;h manufacturer mstructmn
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