
Fixed Swivel Swivel+brake

\ 47 mm 47 mm

0,5 kg 0,6 kg

Castor Assembly : Swivel or fixed. Glass fibre reinforced polyamide. Fastening by top plate. 

Swivel on one precision ball bearing.

Total lock. Polyamide pedal.

 Wheel : Wheel centre made of Polypropylene. 

Tread : thermoplastic rubber tyre, non marking, precision ball bearing, threadguards

Features : Low starting effort, 

Corrosion resistant, easy to clean

Suited for Medical, Hospital or Industrial Kitchen equipment.
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- 20 / + 60 °C

Hardness of tread shore A ±  80

Load capacity 100 Kg

Weight

Temperature

Width of Tread 32 mm±0,5

Offset F ±1

Size of plate A X B 77 x 67 mm±1

Plate hole centres a x b 61 x 50 / 51 x 42 mm±0,3

Plate hole 8 mm 

Wheel Diameter ØD 125 mm

Overall Height H 168 mm ±1,3

301688 302319

Description

Tango with plate 125MM

Part Number
Fixed Swivel Swivel and brake


