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: 830

Panel mounted inlet

with nickel-plated contacts

: 2080
voltages : 110V

rated current : 32A
pole : 3 pole

IP protection types : IP67
position of ground contact : 4h

packing unit : 0010
: 240 g

110 230 400 500 >50-500
50,60 50,60 50,60 50,60 100-300 300-500

16 A 3 825 826
4 839 827 828
5 829

32 A 3 830 831
4 840 832 833
5 834


