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Schematic/connections
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Schematic/connection options:
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Ordering details:

RS Stock number | Power VA Specification No-load According to
voltage

503994 [ Clamp mounting Transformer, 2x115V / 2x6 V BOV ENB1558-2-6
503990 6 Clamp mounting Transformer, 2x115V / 2x9 V 117y  ENE1558-26
503984 [ Clamp mounting Transformer, 2x115V / 2x12 V 155V EMG1558-2-6
503972 6 Clamp mounting Transformer, 2x115V / 2x15 V 195V  ENE1558-26
503962 6 Clamp mounting Transformer, 2x115V / 2x24 V 318V ENG1558-2-4
503966 12 Clamp mounting Transformer, 2x115 V [ 2x6 V 685V ENG1558-2-6
503978 12 Clamp mounting Transformer, 2x115V / 2x9 V 1035V ENG1558-2-6
503988 12 Clamp mounting Transformer, 2x115V / 2x12 V 136V ENG1558-2-6
504284 12 Clamp mounting Transformer, 2x115V / 2x15V 173v  ENB1558-2.6
504268 12 Clamp mounting Transformer, 2x115V / 2x24 V 272V ENG1558-2-4
504278 20  Clamp mounting Transformer, 2x115V / 2x6 V 695V ENB1558-2.6
504274 20 Clamp mounting Transformer, 2x115V / 2x9 V 1035V ENG1558-2-6
504280 20 Clamp mounting Transformer, 2x115V / 2x12 V 139V ENB1558-2-8
504262 20 Clamp mounting Transformer, 2x115V / 2x15 V 175V ENG1558-2-6
504230 20 Clamp mounting Transformer, 2x115V / 2x24 V 278V ENB1558-2-4
504240 50  Clamp mounting Transformer, 2x115V / 2x6 V 66V ENG1558-2-6
504246 50  Clamp mounting Transformer, 2x115 V /2x9 V 100v  EN61558-2.6
504256 50  Clamp mounting Transformer, 2x115V / 2x12 V 133y ENE1558-2.6
504252 50 Clamp mounting Transformer, 2x115V / 2x15V 167V ENG1558-2-6
504329 50 Clamp mounting Transformer, 2x115V / 2x24 V 267V ENG1558-2-4
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Dimensions and fittings:

LxDxH [mm] C [mm]

Slot size
B 45 x 40 x 37 535 4x55 0.20 >80 %
12 59 x 50 x50 T0 4T 8.7 0.4 >B7%
20 58 x 57 x50 70 4.7 x 8.7 0.55 >80 %
50 79 x 62 x 65 a2 4.7Tx95 1.0 >B4%
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