
- Impeller material: Sendzimir galvanized sheet steel 

- Housing material: Die-cast aluminum 

- Bearings: Maintenance-free ball bearings 
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Nominal data

kgPadB(A)uF/VAW1/minm³/hHz1~ VACMotorType

2.60 .. 375724.0 / 4000.70160240048550230M2E068DFG2E140AI2801

Subject to modification
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1 Type: G2E140AI2801 / Status: 15.01.2007

AC centrifugal blower
Single inlet, forward curved



Specific drawing
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Connection illustration
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Technical description

- Housing material: Die-cast aluminum 
- Operating mode: S1 
- Protection class: I 
- Approvals: CE 

- Impeller material: Sendzimir galvanized sheet steel 
- Bearings: Maintenance-free ball bearings 
- Insulation class: "B" 
- System of protection: IP 44 

Contact

ebm-papst Mulfingen GmbH & Co. KG
Bachmühle 2
D-74673 Mulfingen
Phone +49 (0) 79 38 / 81-0
Fax +49 (0) 79 38 / 81-110
info1@de.ebmpapst.com
www.ebmpapst.com
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AC centrifugal blower
Single inlet, forward curved


