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Datasheet
Slotted Countersunk Machine Screws 
Stainless Steel A2-304
DIN 963
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Please view our full range listing below

d1 M1.4 M1.6 M2 M2.5 M3 M3.5 M4 M5 M6 M8 M10 M12

d2 2.60 3.00 3.80 4.70 5.60 6.50 7.50 9.20 11.00 14.50 18.00 22.00

k 0.84 0.96 1.20 1.50 1.65 1.93 2.20 2.50 3.00 4.00 5.00 6.00

n 0.50 0.40 0.50 0.60 0.80 0.80 1.00 1.20 1.60 2.00 2.50 3.00

t 0.32 0.32 0.40 0.50 0.60 0.70 0.80 1.00 1.20 1.60 2.00 2.40

RS Stock No Size (mm) RS Stock No Size (mm) RS Stock No Size (mm) RS Stock No Size (mm) RS Stock No Size (mm)

1795634 M1.4 × 3

1795636 M1.4 × 4

1795637 M1.4 × 5

1795638 M1.4 × 6

1795640 M1.4 × 8

1795641 M1.6 × 3

1795643 M1.6 × 4

1795644 M1.6 × 5

1795645 M1.6 × 6

1795646 M1.6 × 8

1795647 M1.6 × 10

1795648 M1.6 × 12

1795649 M1.6 × 14

1795650 M1.6 × 16

9141624 M2 × 4

9141633 M2 × 5

9141636 M2 × 6

1795651 M2 × 8

1795652 M2 × 10

1795653 M2 × 12

1795654 M2 × 14

1795655 M2 × 16

1795656 M2 × 20

1795657 M2.5 × 4

9141630 M2.5 × 5

9141649 M2.5 × 6

1795658 M2.5 × 8

1795659 M2.5 × 10

1795660 M2.5 × 12

1795661 M2.5 × 16

1795662 M2.5 × 20

1795663 M2.5 × 25

9141642 M3 × 5

527151 M3 × 6

9141646 M3 × 8

527167 M3 × 12

9141655 M3 × 20

9141658 M3 × 30

9141652 M3 × 40

9141661 M4 × 8

9141664 M4 × 10

527189 M4 × 12

527195 M4 × 16

527202 M4 × 20

9141668 M4 × 40

9141677 M5 × 8

9141670 M5 × 10

527280 M5 × 12

9141674 M5 × 16

527296 M5 × 20

527303 M5 × 25

9141683 M5 × 30

9141686 M5 × 35

9141680 M5 × 50

9141699 M5 × 60

9141692 M6 × 10

527319 M6 × 12

9141696 M6 × 16

527325 M6 × 20

527331 M6 × 25

9141706 M6 × 30

9141709 M6 × 35

9141703 M6 × 40

9141712 M6 × 50

9141715 M6 × 60

9141719 M6 × 70

9141728 M6 × 75

9141721 M8 × 16

9141725 M8 × 20

9141734 M8 × 55

9141737 M8 × 30

9141731 M8 × 35

9141740 M8 × 40

9141743 M8 × 50

9141747 M8 × 60

9141756 M8 × 75


