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End cover, length: 99.5 mm, width: 2.2 mm, height: 49.8 mm, color: gray

COMPLETE line
—_—

Key Commercial Data

Packing unit 50 pc
RULLL LG
56267818696
GTIN 4055626818696
Weight per Piece (excluding packing) 5.503 g
Custom tariff number 85389099
Country of origin India
Sales Key BE2Z1X
Technical data
General
| Color gray
Dimensions
Width 2.2mm
Length 99.5 mm
Height 49.8 mm
General

Ambient temperature (operation)

-60 °C ... 105 °C (max. short-term operating temperature 130°C)

Ambient temperature (storage/transport)

-25 °C ... 60 °C (for a short time, not exceeding 24 h, -60 °C to +70 °C)

Permissible humidity (storage/transport)

30% ...70 %

Ambient temperature (assembly)

-5°C..70°C

Ambient temperature (actuation)

-5°C..70°C
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Classifications

ECPH(ENIX

eCl@ss
eCl@ss 10.0.1 27141133
eCl@ss 11.0 27141133
eCl@ss 8.0 27141133
eCl@ss 9.0 27141133
ETIM
ETIM 5.0 EC000886

Phoenix Contact 2021 © - all rights reserved
http://www.phoenixcontact.com

01/13/2021 Page2/2


https://www.phoenixcontact.com/gb/products/1083611
https://www.phoenixcontact.com/gb/products/1083611

