" NANO-CHANGE® MULTI-PORT
SPLITTER BOX SYSTEMS

® Compact design fits into small and previously inaccessible
spaces helping to minimise overall machine size

® Factory built and tested units, cuts the demand on highly
skilled workforce and decreases machine built time, whilst
eliminating wiring errors

® Simplifies control systems, reducing the size of cable trays,
trunking and control cabinets by cutting the number of cables
and terminals required

® Three case styles each providing choice of three mounting
Q,u‘:w positions with twin 1/0 units providing connections for 100
3 ‘O
<P devices in just over the space of a CD case



Nano-Change® (M8) Multi-Port Splitter Boxes . 5

3 pole - Singie 1/0 Multi-Ports

/O P4 Function Cable M16 Connector Function Cable M16 Connector Function Cahle M16 Connector
Colour Pin No Colour Pin No Colour Pin No
+V Brown L&U
Common +V gy Blve AGH
Port 1 P4 White R Port 5 P4 Pink E Port 9 P4 White/Blue J
Common 0V Port2 P4 Green C Port 6 P4 Red P Port 10 P4 Brown/Blue T
— Port 3 P4 Yellow N Port 7 P4 Black G
£ Port4P4_ Grey 0 Port§ P4 Violet S
@ =
= =4
S 3 Integral End Cable Entry
4 Port 6 Port 8 Port 10 Port
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b ]
"2229) "289000] -52oapsss) Io [520aBpBR0E [
PUR 5.0 BEY401P-FBP-05 BEY601P-FBP-05 BEY801P-FBP-05 BEYAO1P-FBP-05
10.0 BEY401P-FBP-10 BEY601P-FBP-10 BEY801P-FBP-10 BEYAO1P-FBP-10
20.0 BEY401P-FBP-20 BEY601P-FBP-20 BEY801P-FBP-20 BEYAQ1P-FBP-20
Integral Top Cable Entry
4 Port 6 Port 8 Port 10 Port
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EENALIERE s a E?T?T?TT?T‘__E g[
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PUR 50 BNY401P-FBP-05 BNY601P-FBP-05 BNY801P-FBP-05 BNYAQ1P-FBP-05
10.0 BNY401P-FBP-10 BNY601P-FBP-10 BNY801P-FBP-10 BNYAO1P-FBP-10
20.0 BNY401P-FBP-20 BNY601P-FBP-20 BNY801P-FBP-20 BNYAQ1P-FBP-20
Integral M16 Home Run Connector
4 Port 6 Port 8 Port 10 Port
o1 3 Z1 o 56 5 Z 3521 3 68 76 54321 Elo CT 8 5 75 5 43 L ’E"o
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See top of
page 7 for
connectors

BNY401P-FBC

BNY601P-FBC

BNY801P-FBC

BNYAOQ1P-FBC

Standard: Power and single status LED per port, identification labels, two sealing caps
Options: NPN format LED indication, choice of cable, see page 40 for more information



‘ Nano-Change® (M8) Multi-Port Splitier Boxes .

4 pole — Twin I/0 Multi-Ports

Function  Cable M16 Connector Function  Cable 16 Connector Function Cable M16 Connector Function ~ Cable M16 Gonnector
Colour Pin No Colour Pin No Colour Pin No Colour Pin No
— </OP4 +V Brown L
o P2 o Biue A
3 7MY oot Pa Wi M Port§ P4 _Red T Port1P2 GreyPink R Port6 P2 YellowBiown J
Port 2 P4 Green C Port 7 P4 Black Port 2 P2 Red/Blue [} Port7 P2 White/Grey
— Commonoy  POrt3 P4 Vellow U Port 8 P4 Violet Port3 P2 White/Green N Port8 P2 Grey/Brown
1= Port4 P4 Grey P Port 9 P4 White/Blue Port 4 P2 Brown/Green E Port 9 P2 White/Pink
; Port5 P4 Pink S Port 10 P4 Brown/Blue Port5 P2 White/Yellow G Port 10 P2 Pink/Brown
= i)
b 3 Integral End Cable Entry
4 Port 6 Port 8 Port 10 Port
g‘?‘?‘;‘?—o E—?‘?EDE ‘387?5 4?‘% S Bj E‘G'??T??T?g 5 Dj
8884 tm -868868] [ -86o88808) 3 8008808008 =
PUR 5.0 BEY403P-FBP-05 BEYB03P-FBP-05 BEY803P-FBP-05 BEYAO3P-FBP-05
10.0 BEY403P-FBP-10 BEYB03P-FBP-10 BEY803P-FBP-10 BEYAO3P-FBP-10
20.0 BEY403P-FBP-20 BEYBO3P-FBP-20 BEY803P-FBP-20 BEYAQ3P-FBP-20
Integral Top Cable Entry
4 Port 6 Port 8 Port 10 Port
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PUR 5.0 BNY403P-FBP-05 BNY603P-FBP-05 BNY803P-FBP-05 BNYAO3P-FBP-05
10.0 BNY403P-FBP-10 BNY603P-FBP-10 BNY803P-FBP-10 BNYAO3P-FBP-10
20.0 BNY403P-FBP-20 BNY603P-FBP-20 BNY803P-FBP-20 BNYAO3P-FBP-20

Integral M16 Home Run Connector

See bottom of
page 7 for
connectors

4 Port 6 Port
3 06 5 4 3 2 1 ¢
g 4 2 1 g o — pt

BNY403P-FBC

BNYBGO3P-FBC

Standard: Power and two status LEDs per. port,

identification labels, two sealing caps

Options: NPN format LED indication, choice of cable see page 40 for more information



~ M16 Home Run Connectors for Nano Change® Multi-Port Splitter Boxes

Function

M16 Connector Cable Function ~ M16 Connector Cable Function

M16 Connector

Cabie

Pin No Colour Pin No Calour Pin No Colour
+V 1.&U Brown
oV A&M Blue
Port 1 P4 R White Port5 P4 E Pink Port 9 P4 J White/Blue
Port 2 P4 C Green Port 6 P4 P Red Port 10 P4 T Brown/Blue
Port 3 P4 N Yellow Port 7 P4 G Black
Port 4 P4 0 Grey Port 8 P4 S Violet
Female Connector Iy
« £
s £ Home Run Connectors for Nano-Change® Single I/0 Multi-Ports
&) —
Female Straight
4 I- BNY401P-FBC BNY601P-FBC BNY801P-FBC BNYAQ1P-FBC
g 3 Pole/4 Port 3 Pole/6 Port 3 Pole/8 Port 3 Pole/10 Port
PUR 5.0 L04300P78M050 L04200P78M050 L04100P78M050 LO4A00P78M050
10.0 L04300P78M100 L04200P78M100 L04100P78M100 L04A00P78M100
20.0 L04300P78M200 L04200P78M200 L04100P78M200 L04A00P78M200
PUR 5.0 L04301P78M050 L04201P78M050 L04101P78M050 LO4A01P78M050
10.0 L04301P78M100 L04201P78M100 L04101P78M100 LO4A01P78M100
20.0 L04301P78M200 104201P78M200 L04101P78M200 L04A01P78M200
Function M16 Connector Cable  Function M16 Connector Cabie  Function M16 Connector Cable Function  M16 Connector Cable
Pin No Colour Pin No Colour Pin No Colour Pin No Colour
+V L Brown
oV A Blue
Port1 P4 M White Port 4 P4 P Grey Port 1 P2 R Grey/Pink Part 4 P2 E Brown/Green
Port 2 P4 C Green  Port5 P4 S Pink Port 2 P2 0 Red/Blue Port5 P2 G White/Yellow
Port 3P4 U Yeliow  Port 6 P4 T Red Port 3 P2 N White/Green Port 6 P2 J Yellow/Brown

Female Conneclor =

Cable

Female Straight

Home Run Connector for Nano-Change® Twin I/0 Multi-Ports

I,II- BNYAQ3P-FBC BNY603P-FBC
55 4 Pole/4 Port 4 Pole/6 Port
PUR_ 5.0 L044000P78M050 L04000P78M050

0.0 £044000P78M100 L04000P78M100

200 L044000P78)1200 L04000P78H200

PUR 5.0 L04401P78M050 L04001P78M050

10.0 L04401P78MT00 L04001P78M100

200 LO440TP78M200 L04001P78M200




